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1. STAMP NUMBERS 34.18 HIGH AT WIRE END OF

HOUSING (12 POINT DAVID TYPE).

2. CHARACTERS TO BE POSITIONED ON HOUSING

TO BE READ FROM WIRE END ONLY.

3. VIOLET,BLACK,BROWN,AND BLUE COLORED BLOCKS
TO BE STAMPED WITH WHITE CHARACTERS. ALL
OTHER COLORED BLOCKS TO BE STAMPED WITH

BLACK CHARACTERS.
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