
RS Stock number 487-141 

360 degree swivel head standard riveting tool with red pvc injection  
grip fitting to 2.4mm – 4.8mm rivets. 
 
• Manufactured from chrome steel with hardened steel jaws 
• Capable of riveting an any angle through 360 degrees 
• Heat treated to 54 – 58HRC (jaw mechanism) and 65 – 80HRC (nose 

piece 
  
Contents: 
4 piece 10mm across flat hexagon riveting nose pieces with m-8  
connect thread sizes: 2.4, 3.2, 4.0 & 4.8mm, (overall length: 13.5, 14.5, 
16.2 & 17.4mm) 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 
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