
RS Stock number 563-520 

Specifications: 
Materials 
Ceramic body/nickel plated brass caps 
Lead wire:     Diameter Ø0.8mm 10A and less 
                       Diameter Ø1.0mm for rating above 12.5A 

 
Interrupting Ratings 
1500 amperes at 250V ac 

 
Operating Temperature 
-55°C to + 125°C 

 
 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 
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Electrical Characteristic: 
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