
DESIGN KIT
WE-LQ SMD Inductor

SIZE:
1210; 1812

TECHNICAL DATA:
L: 1.0 ~ 120 µH

R
DC

: 0.08 ~ 7.0 Ω

I
R
: 0.09 ~ 1.8 A
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744 032 001
L:  1.0  μH

RDC:  0.10  Ω

IR:  0.75  A

744 032 003
L:  3.3  μH

RDC:  0.20  Ω

IR:  0.58  A

744 032 008
L:  8.2  μH

RDC:  0.45  Ω

IR:  0.39  A

744 032 220
L:  22.0  μH

RDC:  1.3  Ω

IR:  0.22  A

744 045 001 5
L:  1.5  μH

RDC:  0.09  Ω

IR:  1.75  A

744 045 003 9
L:  3.9  μH

RDC:  0.14  Ω

IR:  1.32  A

744 045 100
L:  10.0  μH

RDC:  0.30  Ω

IR:  0.95  A

744 032 001 5
L:  1.5  μH

RDC:  0.13  Ω

IR:  0.66  A

744 032 003 9
L:  3.9  μH

RDC:  0.25  Ω

IR:  0.54  A

744 032 100
L:  10.0  μH

RDC:  0.65  Ω

IR:  0.32  A

744 032 680
L:  68.0  μH

RDC:  3.80  Ω

IR:  0.13  A

744 045 001 8
L:  1.8  μH

RDC:  0.10  Ω

IR:  1.70  A

744 045 004
L:  4.7  μH

RDC:  0.15  Ω

IR:  1.24  A

744 045 120
L:  12.0  μH

RDC:  0.42  Ω

IR:  0.80  A

744 032 001 8
L:  1.8  μH

RDC:  0.14  Ω

IR:  0.64  A

744 032 004 
L:  4.7  μH

RDC:  0.28  Ω

IR:  0.49  A

744 032 120
L:  12.0  μH

RDC:  0.70  Ω

IR:  0.29  A

744 032 101
L:  100.0  μH

RDC:  6.50  Ω

IR:  0.10  A

744 045 002
L:  2.2  μH

RDC:  0.11  Ω

IR:  1.60  A

744 045 005 6
L:  5.60  μH

RDC:  0.18  Ω

IR:  1.18  A

744 045 150
L:  15.0  μH

RDC:  0.50  Ω

IR:  0.73  A

744 032 002
L:  2.2  μH

RDC:  0.15  Ω

IR:  0.62  A

744 032 005 6
L:  5.6  μH

RDC:  0.36  Ω

IR:  0.44  A

744 032 150
L:  15.0  μH

RDC:  1.00  Ω

IR:  0.27  A

744 032 121 
L:  120.0  μH

RDC:  7.00  Ω

IR:  0.095  A

744 045 002 7
L:  2.7  μH

RDC:  0.12  Ω

IR:  1.50  A

744 045 006
L:  6.80  μH

RDC:  0.20  Ω

IR:  1.10  A

744 045 180
L:  18.0  μH

RDC:  0.60  Ω

IR:  0.68  A

744 032 002 7
L:  2.7  μH

RDC:  0.18  mΩ

IR:  0.60  A

744 032 006
L:  6.8  μH

RDC:  0.40  Ω

IR:  0.42  A

744 032 180
L:  18.0  μH

RDC:  1.10  Ω

IR:  0.24  A

744 045 001
L:  1.00  μH

RDC:  0.08  Ω

IR:  1.80  A

744 045 003
L:  3.30  μH

RDC:  0.13  Ω

IR:  1.40  A

744 045 008
L:  8.2  μH

RDC:  0.25  Ω

IR:  1.00  A

744 045 220
L:  22.0  μH

RDC:  0.70  Ω

IR:  0.63  A


