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RS Stock number  745-2433 

Dimensions: mm 

Specification 
Mechanical lifetime: >0.2 million operations 
Motion tolerance: < 20 operation/min 
Panel thickness: 0.5~5mm 
Degree of protection: IP 65 
Storage temperature: -40°C to +70°C 
Operating temperature: -25°C to +55°C ( 25°C+70°C without 
lamp) 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 
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