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784 773 0
L: 1 μH

IR: 4 A

RDC: 14 mΩ
ISAT: 5.72 A

784 773 047
L: 4.7 μH

IR: 1.82 A

RDC: 59 mΩ
ISAT: 2.46 A

784 774 047
L: 4.7 μH

IR: 3 A

RDC: 56 mΩ
ISAT: 5.5 A

784 775 127
L: 27 μH

IR: 1.48 A

RDC: 74 mΩ
ISAT: 1.62 A

784 776 127
L: 27 μH

IR: 1.95 A

RDC: 63 mΩ
ISAT: 1.98 A

784 787 068
L: 6.8 μH

IR: 3 A

RDC: 27 mΩ
ISAT: 3 A

784 773 056
L: 5.6 μH

IR: 1.58 A

RDC: 69 mΩ
ISAT: 2.43 A

784 774 10
L: 10 μH

IR: 2.2 A

RDC: 78 mΩ
ISAT: 2.5 A

784 775 147
L: 47 μH

IR: 1.17 A

RDC: 134 mΩ
ISAT: 1.24 A

784 776 147
L: 47 μH

IR: 1.45 A

RDC: 95 mΩ
ISAT: 1.62 A

784 787 100
L: 10 μH

IR: 2.6 A

RDC: 36.5 mΩ
ISAT: 2.6 A

784 773 10
L: 10 μH

IR: 1.45 A

RDC: 118 mΩ
ISAT: 1.74 A

784 774 122
L: 22 μH

IR: 1.28 A

RDC: 109 mΩ
ISAT: 1.53 A

784 775 168
L: 68 μH

IR: 0.99 A

RDC: 218 mΩ
ISAT: 1.05 A

784 776 168
L: 68 μH

IR: 1.19 A

RDC: 138 mΩ
ISAT: 1.49 A

784 787 150
L: 15 μH

IR: 2.3 A

RDC: 52 mΩ
ISAT: 2.1 A

784 773 122
L: 22 μH

IR: 1 A

RDC: 261 mΩ
ISAT: 1.22 A

784 774 147
L: 47 μH

IR: 0.86 A

RDC: 260 mΩ
ISAT: 1 A

784 775 20
L: 100 μH

IR: 0.77 A

RDC: 281 mΩ
ISAT: 0.86 A

784 776 20
L: 100 μH

IR: 1.02 A

RDC: 200 mΩ
ISAT: 1.1 A

784 787 220
L: 22 μH

IR: 1.83 A

RDC: 88 mΩ
ISAT: 1.7 A

784 773 147
L: 47 μH

IR: 0.68 A

RDC: 523 mΩ
ISAT: 0.77 A

784 774 20
L: 100 μH

IR: 0.57 A

RDC: 510 mΩ
ISAT: 0.68 A

784 775 222
L: 220 μH

IR: 0.51 A

RDC: 614 mΩ
ISAT: 0.56 A

784 776 222
L: 220 μH

IR: 0.67 A

RDC: 451 mΩ
ISAT: 0.77 A

784 787 330
L: 33 μH

IR: 1.48 A

RDC: 137 mΩ
ISAT: 1.3 A

784 773 168
L: 68 μH

IR: 0.56 A

RDC: 754 mΩ
ISAT: 0.68 A

784 774 222
L: 220 μH

IR: 0.41 A

RDC: 945 mΩ
ISAT: 0.47 A

784 775 247
L: 470 μH

IR: 0.36 A

RDC: 1370 mΩ
ISAT: 0.38 A

784 776 247
L: 470 μH

IR: 0.44 A

RDC: 969 mΩ
ISAT: 0.5 A

784 787 121
L: 120 μH

IR: 0.73 A

RDC: 545 mΩ
ISAT: 0.8 A

4532

784 774 027
L: 2.7 μH

IR: 4 A

RDC: 32 mΩ
ISAT: 8 A

5848

784 775 10
L: 10 μH

IR: 2.3 A

RDC: 40 mΩ
ISAT: 2.95 A

7850

784 776 10
L: 10 μH

IR: 2.98 A

RDC: 28 mΩ
ISAT: 3.24 A

1054

784 787 047
L: 4.7 μH

IR: 3.3 A

RDC: 24.3 mΩ
ISAT: 3.6 A

7850

All products
ex stock!

PASSIVE COMPONENTS  |  OPTOELECTRONIC COMPONENTS  |  POWER MODULES  |  ELECTROMECHANICAL COMPONENTS  |  WIRELESS CONNECTIVITY & SENSORS  |  AUTOMOTIVE  |  CUSTOM MAGNETICS  |  CUSTOM CONNECTOR


