
REPORT7H
SERIES

7H Series
Panel Heaters
Prevents the formation of condensation 
and ensures the optimum temperature
within electrical enclosures.
Small footprint.

Specification

• Heater power 25 - 50 - 100 or 150 W
• Power supply 110...230 V AC/DC
• PTC self-regulating heating system
• Aluminum profile encased in a plastic housing
• 35 mm rail (EN 60715) mounting with clip

UL File E343945
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7H Series

www.finder-us.com

FINDER RELAYS, INC.
4191 Capital View Drive
Suwanee, GA 30024
Tel.: (770) 271-4431
Email: sales@finder-us.com

• Heating power 25 W (Type 7H.51.0.230.0025)
• Heating power 50 W (Type 7H.51.0.230.0050)
• Power supply voltage 110...230 V AC/DC
• PTC self-regulating heating system
• Aluminum profile encased in a plastic housing
• Operating temperature range –45...+50°C
• Screw terminals
• Vertical positioning
• 35 mm rail (EN 60715) mounting with clip

Type 7H.51.0.230.0025
Type 7H.51.0.230.0050

Type 7H.51.0.230.0100
Type 7H.51.0.230.0150
• Heating power 100 W (Type 7H.51.0.230.0100)
• Heating power 150 W (Type 7H.51.0.230.0150) 
• Power supply voltage 110...230 V AC/DC
• PTC self-regulating heating system
• Aluminum profile encased in a plastic housing
• Operating temperature range –45...+50°C
• Screw terminals
• Vertical positioning
• 35 mm rail (EN 60715) mounting with clip


