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Schnur-Zwischenschalter 

Serie 8010

10(4) A, 250 V~, Ausschalter, 2-polig

LBH 80 x 30 x 25 mm

Gehäuse geschraubt, Zugentlastung zum 

Schrauben, Verbindungsklemme für Schutzleiter, 

Kennzeichnung 0 - I, Schraubkontakte, 

für Kabel 2 x 0.75 mm2 + 3 x 0.75 mm2

Line-intermediate Switch

Type 8010

Gehäuse Wippe Artikel-Nr. VPE

schwarz rot 8010-004.01 50

weiß weiß 8010-008.01 50

braun beige 8010-009.01 50

Schnur-Zwischenschalter 

Serie 8010

10 (4) A, 250 V, Ausschalter, 2-polig

LBH 80 x 30 x 25 mm

Beleuchtet, Gehäuse und Zugentlastung geschraubt, 

Verbindungsklemme für den Schutzleiter, 

Kennzeichnung 0-I, Schraubkontakte,

für Kabel 2 x 0,75 mm² + 3 x 0,75 mm², 

VDE-geprüft!!

Line-intermediate Switch

Type 8010

Gehäuse Wippe Artikel-Nr. VPE

schwarz rot  8010-104.01 250

weiß rot 8010-108.01 250

Schnur-Zwischenschalter 

Serie 8011

2 A, 250 V~, Serienschalter

LBH 105 x 37 x 37 mm

Gehäuse mit doppeltem Kabelausgang, 

2 Verbindungsklemmen, 

Schaltung: 0-1-1+2-2-0, Schraubkontakte, 

für Kabel 2 x 0,75 mm2 + 3 x 0,75 mm2 

Line-intermediate Switch 

Type 8011

Gehäuse Knopf Artikel-Nr. VPE

schwarz schwarz 8011-004.01 10

weiß weiß 8011-008.01 10

2 A, 250 V-AC, serial switch

LWH 105 x 37 x 37 mm

housing with cable entry on both sides, 

2 connecting terminals,

serial connection: 0-1-1 + 2-2-0, screw terminals, 

for cable 2 x 0.75 mm² and 3 x 0.75 mm²

housing button  item no. PU

black black 8011-004.01 10

white white 8011-008.01 10

10 (4) A, 250 V, on-off switch, 2-pole

LWH 80 x 30 x 25 mm

Illuminated, screwed housing and strain relief, 

clamp-connexion for protective earth conductor, 

marking 0-I, screw terminals, 

for cable 2 x 0.75 mm² + 3 x 0.75 mm², 

VDE approved

Housing Rocker item no.  PU 

black red 8010-104.01 250

white red 8010-108.01 250

10 (4) A, 250 V-AC, on-off switch, 2-pole

LWH 80 x 30 x 25 mm

screwed housing and strain relief, protective earth 

terminal, marking 0-I, screw terminals, 

for cable 2 x 0.75 mm² and 3 x 0.75 mm².

housing rocker item no. PU

black red 8010-001.01 50

white white 8010-008.01 50

brown beige 8010-009.01 50

illuminated

beleuchtet


