
	

 
Cross Section: 

                                                           
 

Cable Marking:  1PR 20AWG   001M…100M   
   
Construction:   
Conductor: Tinned Copper  
AWG: 20  
Structure: 10/0.254  
Conductor Dia. Nom. (mm): 0.90   
Insulation: PVC  
Average Thickness(mm): 0.51  
Insulation Dia. Nom.(±0.20mm): 1.92  
Twisted: 2C  
CHALK : YES  
Sheath : PVC  
Average Thickness(mm): 0.60  
Min point  Thickness(mm): 0.50  
Outer Dia. Nom.(±0.30mm): 5.10  
    
Colour:    
Insulation colours : Black   Red 
Jacket color: Grey RAL7037 
 
Electrical Characteristics: 
Max. Conductor DC Resistance @20oC (ohms/km):  38.0     

Product Datasheet 

Grey 1 pair non-screened cable,100m 
 
RS Article No: 812-4671 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price.
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