
Art.No. 83.040.0051.0
EAN 4049088338571
Order unit 1 pieces

Approvals

Technical data

Allgemein
Operating temperature min. -5 °C
Operating temperature max. 55 °C
Mounting method DIN rail (top hat rail) 35 mm
Degree of protection (IP) IP20
Net weight 97 g
LED status indication Yes
Housing material Plastic
Ethernet Yes
Fast Ethernet Yes

Technical data
Voltage type DC

Supply circuit
Voltage type DC
Operating voltage min. 9 V
Operating voltage max. 28 V
Power consumption max. 1 W

Dimensions
Depth 101.5 m
Width 22.5 m
Height 96.5 m
Weight 97 g

Datasheet

Art.No. 83.040.0051.0

Access Point WIENET AP ETH-A-A

WLAN Access Point in industrial design, Wi-Fi standard IEEE 802.11n/g/b, 
external antenna RP-SMA, 1x Ethernet 10/100BaseT, Web-Server, Operating 
voltage: 24VDC, Protection rate: IP20, DIN rail mounting, WxHxD: 22.5 x 98.6 x 
91.5 mm
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