vz wieland

Datasheet
Art.No. 83.040.1334.0

IP switch WIENET LMS 16-W

wienet IP switch. 16 Fast Ethernet ports with Auto MDI/MDI-X, Communication
with SCADA software via Modbus-TCP, Communication with NMS (Network
management system) via SNMP, Port-based QoS for deterministic data
transmission, EMS level 3 protection for extreme outdoor environments, IEEE
802.3az Energy Efficient Ethernet (EEE), Jumbo Frame Support (Up to 2048
Bytes), Supports 10/100 Mbps Auto-Negotiation, Metal housing, Redundant 8,4
V ... 52,8 V DC power input and P-Fail relay, Wide operating temperature range
from -40°C to 75°C (-40°F ... 167°F)

Art.No.
EAN
Order unit

Approvals

Technical data

Allgemein

Mounting method

Degree of protection (IP)
Diagnostic LEDs

Housing material

Ethernet

Power over Ethernet

Fast Ethernet

Gigabit Ethernet

Number of ports 10/100 Mbps RJ45
10 Gigabit Ethernet

Number of ports 10/100/1000 Mbps RJ45
Number of ports 100 Mbps SC
Number of 100 Mbps ST-Ports

Technical data

Voltage type

Min. operating temperature
Max. operation temperature
Redundant power supply

Supply circuit
Voltage type
Operating voltage min.
Operating voltage max.
Power consumption max.

83.040.1334.0
4049088371189
1 pieces

DIN rail (top hat rail)

IP30

Power/Link status/Data/Data rate

Metal
Yes
No
Yes
No

DC

-40°C

75°C

2 power inputs

DC
9V
30V
8 W
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Dimensions
Depth
Width
Height

Classification

ECLASS 8.1
ETIM 5.0
ETIM 4.0
ETIM 3.0

84 m
74 m
120 m

19170106: Network switch
EC000734: Network switch
EC000734: Network switch
EC000734: Network switch
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Drawings
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Weitere Angaben siehe KATALOG oder eKatalog. | www.wigland-glactric.com
Additional data see CATALOG or eCatalog. eshop.wieland-electric.com
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