
* Other tools with tethering can be found from page 25  ff

Working on plated fittings without damage of 
the surface

Replaces the need for sets of metric and 
imperial spanners

Ideal for bending operations The mini pliers wrench for precision mechanics

Set of pliers wrenches  
5-piece

00
19

 > tool roll made of hard wearing polyester fabric
 > with hook and loop fastener
 > Fitted with 1 each of 86 03 125/150/180/250/300

Article No
EAN

003773 Quantity g
00 19 55 S4 077817 Set of pliers wrenches  2060

  86 03 125 KNIPEX Mini pliers wrench, pliers and a wrench in a single tool 1

  86 03 150 Mini Pliers Wrench, pliers and a wrench in a single tool 1

  86 03 180 Pliers Wrench, pliers and a wrench in a single tool 1

  86 03 250 Pliers Wrench, pliers and a wrench in a single tool 1

  86 03 300 Pliers Wrench, pliers and a wrench in a single tool 1

Dimensions

Article No
EAN

003773 mm Pliers Handles Inch mm
Adjustment
positions

1
mm

2
mm

3
mm g

86 03 125 077 97 125

 
chrome  
plated plastic coated

7/8 23 11 3 0 5 0 9 5 105
86 03 150 069676 150 1 27 1  7 7 0 10 5 175 
86 03 180 035 66 180 1 3/8 35 13 5 0 8 0 12 0 25
86 03 250 033837 250 1 3/  6 17 8 0 8 0 1 0 536 
86 03 300 0 1 29 300 2 3/8 60 22 9 5 9 5 15 0 729
86 05 150 069928 150 

  
chrome  
plated

with multi component grips 1 27 1  7 7 0 10 5 193 
86 05 180 0 7162 180 with multi component grips 1 3/8 35 13 5 0 8 0 12 0 277

86 05 180 T 080121 180 with multi component grips and  
integrated tether attachment point 1 3/8 35 13 5 0 8 0 12 0 281

86 05 250 0 78 1 250 with multi component grips 1 3/  6 17 8 0 8 0 1 0 571 

86 05 250 T 080138 250 with multi component grips and  
integrated tether attachment point 1 3/  6 17 8 0 8 0 1 0 575 
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PLIERS WRENCHES


