
Fixing recommendation: 4mm wood screw/6mm Euro screw/M4 screw 3
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FEATURES

Material: stainless steel grade 304

Load rating up to 45kg (450mm length)

100% extension

Hold-in

Front disconnect lever

For side mounting

Food safe grease

ROHS compliant

BENEFITS

Standard 32mm hole pattern

Breathing tabs

Off the shelf for fast delivery

Easy installation

*  Hole not available DS4501-0025

** Dimension is 42.5 mm on DS4501-0015

STAINLESS STEEL

12.7

45.3


