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Garant® Kompakt IP 44 Kabeltrommel
Für den kurzfristigen Einsatz im Freien, IP 44.

• Trommelkörper aus Spezialkunststoff auf verzinktem Tragegestell.
• Ergonomisch geformter Handgriff.
• Das  Kabel ist extrem stabil, einsetzbar bis -35 °C,  

öl- und UV-beständig und zudem extrem abriebfest.
• 3 Schutzkontakt-Steckdosen, spritzwassergeschützt,  

mit selbstschließenden Deckeln.
• Überhitzungsschutz, Kontroll-Leuchte bei Überhitzung und Überlastung.
• Mit Kinderschutz.

Garant® Compact IP 44 Cable Reel
For short-term use outdoors, IP 44.

• Reel body made from special plastic fitted to a galvanised steel tube frame.
• Ergonomically designed handle.
• The  cable is extremely sturdy, highly flexible even at low  

temperature down to -35 ºC, oil- and UV-resistant and highly abrasion-resistant.
• 3 water-jet protected earthed socket outlets with self-closing protective caps.
• Thermal cut-out protection, indicator shows overheating or overloading.
• With childproof sockets.

IP 44 www.brennenstuhl.com
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Article No.
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Kabellänge
Cable length

Kabelbezeichnung
Cable

Kabelqualität
Cable quality

Kabelfarbe
Cable colour

Trommel-Ø
Reel-Ø

1 07985 0 603466 1 15 m AT-N05V3V3-F 3G1,5 Blau / Blue 180 mm

Garant® IP 44 Kabeltrommel
Für den kurzfristigen Einsatz im Freien, IP 44.

• Trommelkörper aus Spezialkunststoff auf verzinktem Tragegestell.
• Innovativer Tragegriff „cablepilot“ für perfekte Kabelführung.  

Pendelt auf beiden Seiten und ermöglicht bequemes Tragen und Aufhängen.
• Mit Drehgriff für komfortables Aufrollen.
• 3 Schutzkontakt-Steckdosen, spritzwassergeschützt,  

mit selbstschließenden Deckeln.
• Überhitzungsschutz, Kontroll-Leuchte bei Überhitzung und Überlastung.

Garant® IP 44 Cable Reel
For short-term use outdoors, IP 44.

• Reel body made from special plastic fitted to a galvanised steel tube frame.
• Innovative and ergonomic cable guide handle „cable pilot“ for perfect  

cable-management during winding. Handle commutes on both sides and allows 
easy carrying and cable storage. For right and left handed easy to rewind.

• Rotary handle for comfortable rolling up.
• 3 water-jet protected earthed socket outlets with self-closing protective caps.
• Thermal cut-out protection, indicator shows overheating or overloading.

IP 44 www.brennenstuhl.com
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Kabellänge
Cable length

Kabelbezeichnung
Cable

Kabelqualität
Cable quality

Kabelfarbe
Cable colour

Trommel-Ø
Reel-Ø

1 21702 0 016969 1 20 m H05RR-F 3G1,5 Gummi / Rubber Schwarz / Black 240 mm

1 20802 0 005314 1 25 m H05RR-F 3G1,5 Gummi / Rubber Schwarz / Black 290 mm

1 20823 0 012022 1 50 m H05RR-F 3G1,5 Gummi / Rubber Schwarz / Black 290 mm

1 20834 0 141333 1 40 m H05RR-F 3G2,5 Gummi / Rubber Schwarz / Black 290 mm

Design geschützt. / Patent angemeldet. / Design protected. / Patent pending.




