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650 VA UPS
Max. 360 W

650 VA UPS

USPs:

* Outstanding quality
* Reliable

» Max. 360 W

* 650 V

General information:

Prevent loss of data in case of a power failure with this
650 VA UPS.

The uninterruptible power supply creates a buffer between
the mains power supply and your PC and therefore offers
you some extra time to save all your data.

» Capacity: 650 VA/360 W

« Voltage: 220/230/240 V AC

« Voltage range: 162 — 290 V AC

* Frequency range: 50/60 Hz (auto-sensing) Sales information:

« Transfer time: 2 - 6 ms. (max. 10 ms.)

« Battery type: 1x 12 V/7 Ah Order code: |

* Back-up time: + 10 min. i . /

. T)Ilpical recharge time: 4 - 6 hours recover to 90% Eggﬁgg}%ﬂ ,-" Eﬁnsigigji?oﬁls i

 Alarm: ! | g
Battery mode: Sounding every 10 seconds ARIC oces / 85048 f i .\‘ "} 2
Low battery: Sounding every second d | 1
Overload: Sounding every 0.5 second / e
Fault: Continuously sounding

* Net. weight: 5 kg

* Noise level: Less then 40 dB “

. Humidity: 0-90% RH @ 0-40°C Algiza10'183008

(non-condensing) i
« Operating system: Windows®

Quantity LxWxH (mm) Weight

2000/2003/XP/Vista/2008/7,
Linux, Unix, Mac

335x145x225

Single 1pc S
585x350x260

Master /4 pcs

Downloads:
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