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make power smile

DLWIB 13

Deep Lid Surface Sealed Box

Products may differ in size, colour and appearance to those shown. If you require further information or customisation, please contact us directly.

[aioget]

Material Thermo-resistant ABS
Protection class IP56
Glow wire test 650 °C
Impact resistance IKO7, IKO8
External dimensions LxWxH 300x220x180mm
Type DLWIB 13
Product Color RAL 7035
Order no. UK EC430C8
Packing unit 1
Description:

Deep lid, nylon screws &amp; hinged cover

Double Insulation

Advice:
Galvanised mounting plates available, srew cover, high lid assures a big inner volume for industrial applications, high-resistant soft rubber inner

gasket, internal guide to fix the DIN rail EN 50022, brass terminal blocks or back plates
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Your Contact:

WISKA UK Ltd.

Unit 7, Hurling Way - St. Columb Major Business Park - TR9 6SX, St. Columb Major, Cornwall - Great Britain
T +44-12-08816062 - B, +44-12-08816708

info@wiska.co.uk - www.wiska.co.uk

Other technical data on request / subject to change without notice



