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Round flat head version V-shaped head version Length 
(mm) RAL color

Model Model

FAR175TPN FAR175TSN 17 9005 Black

FAR175TPR FAR175TSR 17 7032 Grey

FAR225TPN FAR225TSN 22 9005 Black

FAR225TPR  FAR225TSR 22 7032 Grey

Plasic rivets

Frame fans accessories

Model Dimensions

(mm)

G40 42.3x42.3

G60 60x60

G80 81x81

G92 92x92

G120 121x121

G150 173x173

Plastic fan guards

Model Dimensions

(ø mm)

25 24

40 29.1

45 38.3

50 42

60 53

80 76

92 90

120 115.6

127 115.6

150 154.4

150/S 154.4

GMP200NK 215

GMP250NK 278

Metal fan guards

All accessories are

Model Dimensions

(mm)

G120M-7035 120x120

Metal fan guard

Model Dimensions

(mm)

G120/S 120x120

Fast assembly plastic fan guards

straight version 45° version Length 
of cableModel Model

(mm)

C24 C24-45 610

C36 C36-45 910

C60 C60-45 1,520

C80 C80-45 2,032

C100 C100-45 2,540

C118 - 3,000

Fan power leads

Model Dimensions

(mm)

M40 42x42

M60 60x60

M80 81x81

M92 92x92

M120 120x120

M150 172x172

Spare filter media

Model Dimensions

(mm)

F40/MR 46.4x 46.4

F60/MR 64x64

F80/MR 86x86

F92/MR 97x97

F120/MR 126x126

F150/MR 179x179

Plastic filters

Model Dimensions

(mm)

FM/60 60x60

FM/80 83.8x83.8

FM/92 92x92

FM/120 119x119

FM/150 182x182

Metal filters

Model

EAR4401N

Elastic rivets


