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NO. | ITEMNO. | LENGTH
NOTES: PR () I | | |
& & 1 | 2710-5002| 200MM
1. TESTING:100% OPEN AND SHORT AND 7] ——7 ! | |
MISS WIRE TEST. s —® 2 | 2710-S005| SOOMM |
9 9 3 | 2710-501 | 1000MM
2.ALL MATERIAL ARE ROHS COMPLIANT. (BRAID+DRAIN) < | |
SHELL mLEEL 4 | 2710-502 | 1800MM
MATERlAL LlST 5 .2?10-803 . 3000MM .
(7) |PACKAGE GOOD CONNECTIONS ZIP BAG 1 PCS 6§ | 2710-305 | 5000MM
() |PRINTING Good Connections USB3.0 Super Speed Cable 2BAWGX1P 28AWGX2C
() |CABLE [7/0.12BC*1P+D(7/0.12BC)+FAM]*2PCS+7/0.12TC* 1P+7/0.12TC*2C+AM| L M
+D(7/0.12TC)+B(16/6/0. 12AMM+PVC, OD:5.0£0.15MM, COLOR:BLACK
@ |MOLDHOOD | PVC, COLOR: BLACK 1 | pos DRAW No. NAME [USB 3.0 CABLE, A/M-B/M
(3 IMOLD HOOD | PVC, COLOR: BLACK 1 PosS CUSTOMER MAPE T?':LERT;:EU
(@ [CONNECTOR | USB 3.0 B MALE, NICKEL PLATED 1 Pcs MODEL No. 2710-Sxxx @ = XX +0.50
(1) |CONNECTOR | USB 3.0 A MALE, NICKEL PLATED 1 PCS APPROVE BY CHECK BY Date SCALE| mMM
Mo. | PART NAME DESCRIPTION aTY |REMARK SFL GR 132.04.2016 PAGE 1/




