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M8 M12 M16

 GBSA/M8  GBSA/M12  GBSA/M16

   

   

Typ
Type

Bestell-Nr.
Order No.

Bemessungsspannung/-strom
Rated voltage/current

Gewinde
Thread

*Farben (nur Farbring)
*Colours (only colour ring)

 GBSA/M8 20.2040-* 1000 V, CAT IV / 1 A M8 Au  Ni  
20  21  22  23  24

25  26  27  28  29

 GBSA/M12 20.2000-* 1000 V, CAT IV / 1 A M12 Au  Ni  
20  21  22  23  24

25  26  27  28  29

 GBSA/M16 20.2010-* 1000 V, CAT IV / 1 A M16 Au  Ni  
20  21  22  23  24

25  26  27  28  29

Adapter für Sechskant-Schraubenköpfe Adapter for Hex. Screw Heads

Typ
Type

Bestell-Nr.
Order No.

Bemessungsspannung/-strom
Rated voltage/current

*Farben (nur Farbring)
*Colours (only colour ring)

 GKSA/M12 20.2030-* 1000 V, CAT IV / 1 A Au  
20  21  22  23  24

25  26  27  28  29

Anschraub-Adapter Screw-on Adapters

GBSA/M...
Insulated screw-on adapters with internal thread for rapid and safe con-
tact to threaded bolts. Contact is made by a spring-loaded tip. Ø 4 mm 
rigid socket in insulator accepting spring-loaded Ø 4 mm plugs with 
rigid insulating sleeve. Machined brass. Body nickel-plated, connecting 
socket and contact tip gold-plated.

GKSA/M12
Self-gripping adapter with spring-loaded tip for M12 hex. screw heads. 
Ø 4 mm rigid socket in insulator, made of brass, accepting spring-load-
ed Ø 4 mm plugs with rigid insulating sleeve.

GBSA/M...
Isolierte Anschraub-Adapter mit Innengewinde zur schnellen und si-
cheren Kontaktierung von Gewindebolzen. Die Kontaktierung erfolgt 
über eine federnde Kontaktspitze. Starre Ø 4 mm-Buchse im Isolier-
körper, geeignet zur Aufnahme federnder Ø 4 mm-Stecker mit starrer 
Isolierhülse. Messingdrehteil. Körper vernickelt, Abgriffbuchse und 
Kontaktspitze vergoldet.

GKSA/M12
Aufsteckadapter mit federnder Kontaktspitze für Sechskant-Schrau-
benköpfe M12. Starre Ø 4 mm-Buchse aus Messing im Isolierkörper, 
geeignet zur Aufnahme federnder Ø 4 mm-Stecker mit starrer Isolier-
hülse.




