
 
  

GPS/GSM low profile antenna 

 

MODEL: FG-GPM-215FAKRA-3M 

                RG174A/U FAKRA  3 meters – GSM 

                RG174A/U FAKRA  3 meters - GPS 

 

Electrical & Mechanical Specification 

Frequency Range         1575.42MHz,824-960MHz,1770-1990MHz, 

                                        2015MHz,2110-2200MHz. 

Gain (dBi)                       2.0 dBi/2.15dBi(GSM) 

VSWR                              <1.9:1 

Impedance                    50 OHM 

Connector(s)                 FAKRA Blue(GPS),FAKRA Violet(GSM) 

Consumption                13mA 

Cable                              RG174A/U 3 meters 

Weight                           180 g. 

Voltage                           3.0…5.0V 

LNA amplification         28dB 

Noise Figure                   1.6dB Max. 

Radome Material           ABS(UV protected) 

RoHs (lead free)             Certified 

 

 

 

 

 

 

 

 

 

 


