Wire-end ferrules without plastic collar

e 1 For conductors 0.25-185 mm? (AWG 24-350MCM)Material: tin-plated copper

| Dimensional tolerances to DIN 46228 part 1

I

. IS

Without plastic collar
Packed loose Type Amm?  AWG L1 L2 D1 D2 S1 82 Stripping length Qty. Order No.

H0,25/5 0.25 AWG 24 5.00 0.8 1.6 5 1000 9018910000
H0,5/10 05 AWG 20 10.00 1 2.1 10 1000 9004050000
H0,5/6 0.5 AWG 20 6.00 1 2.1 6 1000 0282600000
H0,75/10 0.75 AWG 18 10.00 12 23 10 1000 0542500000
HO,75/6 0.75 AWG 18 6.00 1.2 23 6 1000 0282700000
H1,0/10 1 AWG 17 10.00 14 25 10 1000 0282800000
H1,0/6 1 AWG 17 6.00 14 25 6 1000 0372600000
H1,5/10 15 AWG 16 10.00 1.7 28 10 1000 0186500000
H1,56/12 15 AWG 16 12.00 1.7 28 12 1000 9004060000
H1,5/18 15 AWG 16 18.00 1.7 28 18 1000 9004070000
H1,5/7 15 AWG 16 7.00 1.7 28 7 1000 0372700000
H2,5/10 2.5 AWG 14 10.00 2.2 34 10 1000 9004080000
H2,5/12 2.5 AWG 14 12.00 2.2 34 12 1000 0186100000
H2,5/18 2.5 AWG 14 18.00 22 34 18 1000 9004090000
H2,5/7 2.5 AWG 14 7.00 2.2 34 7 1000 0373000000
H4,0/12 4 AWG 12 12.00 2.8 4 12 1000 0244100000
H4,0/15 4 AWG 12 15.00 2.8 4 15 500 9004100000
H4,0/18 4 AWG 12 18.00 2.8 4 18 500 9004110000
H4,0/9 4 AWG 12 9.00 2.8 4 9 500 0373100000
H6,0/10 6 AWG 10 10.00 35 47 10 500 9004120000
H6,0/12 6 AWG 10 12.00 35 47 12 500 0191900000
H6,0/15 6 AWG 10 15.00 35 47 15 500 0124700000
H6,0/18 6 AWG 10 18.00 35 47 18 500 9004130000
H10,0/12 10 AWG 7 12.00 45 5.8 12 500 0282900000
H10,0/15 10 AWG 7 15.00 45 5.8 15 500 0124300000
H10,0/18 10 AWG 7 18.00 45 5.8 18 500 0379300000
H16,0/12 16 AWG 6 12.00 5.8 15 12 500 0492500000
H16,0/15 16 AWG 6 15.00 5.8 15 15 500 0124300000
H16,0/18 16 AWG 6 18.00 5.8 15 18 100 0375200000
H16,0/25 16 AWG 6 25.00 5.8 15 25 100 9004150000
H16,0/32 16 AWG 6 32.00 5.8 15 32 100 9004160000
H25,0/15 25 AWG 3 15.00 13 9.5 15 250 0124400000
H25,0/18 25 AWG 3 18.00 13 9.5 18 100 0375300000
H25,0/25 25 AWG 3 25.00 13 9.5 25 250 9004170000
H25,0/32 25 AWG 3 32.00 13 9.5 32 100 9004180000
H35,0/18 35 AWG 2 18.00 8.3 1 18 100 0368900000
H35,0/25 35 AWG 2 25.00 8.3 1 25 100 9004190000
H35,0/30S 35 AWG 2 30.00 8.3 1 30 100 9451000000
H35,0/32 35 AWG 2 32.00 8.3 1 32 100 9004200000
H50,0/18 50 AWG 1 18.00 103 13 18 100 9004210000
H50,0/228 50 AWG 1 22.00 103 13 22 100 9025380000
H50,0/32 50 AWG 1 32.00 103 13 32 100 9004220000
H70,0/25 70 AWG 2/0 25.00 125 15 25 50 9004230000
H70,0/32 70 AWG 2/0 32.00 125 15 32 50 9004240000
H95,0/25 95 AWG 3/0 25.00 145 17 25 50 9004250000
H95,0/32 95 AWG 3/0 32.00 145 17 32 50 9004260000
H120,0/32 120 AWG 4/0 32.00 165 19 32 25 9036240000
H150,0/32 150 AWG 300 MCM 32.00 185 21 32 25 9036250000
H185,0/32 185 AWG 350 MCM 32.00 20 235 32 25 9036260000

2021630000 Weidmiiller 32 J.15



