
Product data sheet
Characteristics

IMT34076
Mureva U56 - junction box - 10 grommets
87x87x39mm - w/o terminal - polarwhite

Main
Range of product Mureva
Product name Mureva BOX
Device short name U56
Product or component type Junction box
Device application Cable installation
Colour tint White (RAL 9003)
Quantity per set 2

Complementary
Device mounting Surface
Fixing mode By screw: body housing
Base dimension 74 x 45 x 65 mm
Cable entry Grommets
Cable entry number 10 diameter: 14 mm
Material ABS (acrylonitrile butadiene-styrene)
Height 87 mm
Width 87 mm
Depth 39 mm

Environment
Ambient air temperature for operation -25…60 °C
IP degree of protection IP65
Standards EN 60670-1
Product certifications SEMKO

FIMKO
DEMKO
NEMKO
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Offer Sustainability
Sustainable offer status Green Premium product
REACh free of SVHC Yes
EU RoHS Directive Pro-active compliance (Product out of EU RoHS legal scope)

EU RoHS Declaration
Toxic heavy metal free Yes
Mercury free Yes
RoHS exemption information Yes
China RoHS Regulation China RoHS declaration

 Pro-active China RoHS declaration (out of China RoHS legal scope)
Environmental Disclosure Product Environmental Profile

2

http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=473816799&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=473816799&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=473816799&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP1401003EN

