
J, JLP, JM JapaneseOTO style slow-blow fuse 

series 

� Meets international specs, complies to JASO D612 and 

other standards  

� Element visibility from top through transparent cover  

� Robust/sturdy body construction  

� Self extinguishing, color coded body materials  

� High temperature resistive plastics used for fuse body 

materials  

� Secure and controlled time-delayed functioning with 

purpose designed elements  

� Integrated, endurable, Cu-alloy receptacles  

� Used in Japanese, European, American and Korean designed vehicles  

 

  

iMaXX ref. Color Rating [A] Voltage [V] Type

L020J L.Blue 20 58 J/JT

L025J White 25 58 J/JT

L030J Pink 30 58 J/JT

L040J Green 40 58 J/JT

L050J Red 50 58 J/JT

L060J Yellow 60 58 J/JT

L020JLP L.Blue 20 58 JLP

L025JLP White 25 58 JLP

L030JLP Pink 30 58 JLP

L040JLP Green 40 58 JLP

L050JLP Red 50 58 JLP

L060JLP Yellow 60 58 JLP

L015JM Gray 15 32 JM

L020JM L.Blue 20 32 JM

L025JM White 25 32 JM

L030JM Pink 30 32 JM

L040JM Green 40 32 JM
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