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PRODUCT OVERVIEW ELECTRONIC COMPONENTS PASSIVE COMPONENTS RESISTIVE COMPONENTS CARBON FILM
RESISTORS CARBON FILM RESISTOR SET 1/4W (RA-SERIES)

High-quality carbon film resistors with a connecting wire that is easily soldered.

F e a t u r e s

applications: TV's, audio and video equipment, telephone receivers and communication systems, instrumentation,
home appliances, ...

S p e c i f i c a t i o n s

quantity: 610 pieces (10 pcs per value)
serie: E12
number of values: 61 (from 10E to 1M)
power rating: 1/4W
operating temperature range: -55 °C to +155 °C 
tolerance: 5 %
max. operating voltage: 250 V
Included values (Ω): 10, 12, 15, 18, 22, 27, 33, 
39, 47, 56, 68, 82, 100, 120, 150, 180, 220, 270, 
330, 390, 470, 560, 680, 820, 1k, 1.2k, 1.5k, 
1.8k, 2.2k, 2.7k, 3.3k, 3.9k, 4.7k, 5.6k, 6.8k, 
8.2k, 10k, 12k, 15k, 18k, 22k, 27k, 33k, 39k, 
47k, 56k, 68k, 82k, 100k, 120k, 150k, 180k, 
220k, 270k, 330k, 390k, 470k, 560k, 680k, 820k, 
1M

Printable version: K/RES-E12: SET OF 610 RESISTORS (E12-SERIE... https://www.velleman.eu/products/view/?country=be&lang=en&id=3...




