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Partnumber: NA35-9-020-1

Material : Neodym 35

Dimensions D H d1 d2 kraft

20 mm 5,5 mm 10 mm 5,2 mm 68 N

Magnetisation:  Axially magnetized

Grade Max Work

temp

Min Typ Min Typ Min Typ

N35 1,17 1,21 860 915,4 262,7 278,6 <=80°>=955

Energi product

( T ) ( kA/m ) ( kA/m ) BH max ( kJ/m3 )

Remanence Coercivity BHc Coercivity Ihc


