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355.016.5

HIPROJACKET HJ-L-10 - 16 MM. - RED - 100 MTR. .

Hiprojacket Light is a heat protective hose for cables and conduits.

Made of glass fibre and silicone rubber cover that protects from hydraulic fluids, lubricating oils and fuels.

Is often used to protect cables and wires in the machine- and apparatus-building.

Product Properties:

Heat-resistant Yes

Stretch sleeve No

Max temperature under flame 538°C approx. 20 minutes

Max temperature radiation heat 538°C i approx. 20 minutes

Max temperature molten metal splash 1200°C approx. 15-30 seconds

Colour Red

Operating temperature -55-260 °C

Dimensions:

Unit m

Inner diameter 16 mm

MOQ 100 .

Approvals:

Compliance:

RoHS RoHS 3 (2015/863)

Logistic information:

Barcode 871711440362



Country of origin NL

Item status Non Stock Item, can be on stock but is not a regular stock item.

Stock code 355.016.5

Taric code 39174000

Unit m

MOQ 100 .


