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Chip   Metalfilm Resistors   0805 + 1206  
 
 
SBR-12  
 
(5 Flap FL24/10) 120 Values / 18.100 Pieces  
Chip Resistors Thick Film  
 
Type/Brand: RTT05 / Fab. Ralec or alternative
Wattage:  0,125W 
Tolerance:  ±1% 
TC:  100ppm/°C  
Values:  10Ω - 1,0MΩ (E24) 
 
Binder: CCO-50 (Dimensions: 316x260x55)  
 
Values-Quantities Selection:  
 

10R 195x 11R 105x 12R 195x 13R 105x 15R 195x 16R 105x 
18R 195x 20R 105x 22R 195x 24R 105x 27R 195x 30R 105x 
33R 195x 36R 105x 39R 195x 43R 105x 47R 195x 51R 105x 
56R 195x 62R 105x 68R 195x 75R 105x 82R 195x 91R 105x 

100R 195x 110R 105x 120R 195x 130R 105x 150R 195x 160R 105x 
180R 195x 200R 105x 220R 195x 240R 105x 270R 195x 300R 105x 
330R 195x 360R 105x 390R 195x 430R 105x 470R 195x 510R 105x 
560R 195x 620R 105x 680R 195x 750R 105x 820R 195x 910R 105x 

1K0 195x 1K1 105x 1K2 195x 1K3 105x 1K5 195x 1K6 105x 
1K8 195x 2K0 105x 2K2 195x 2K4 105x 2K7 195x 3K0 105x 
3K3 195x 3K6 105x 3K9 195x 4K3 105x 4K7 195x 5K1 105x 
5K6 195x 6K2 105x 6K8 195x 7K5 105x 8K2 195x 9K1 105x 

10K 195x 11K 105x 12K 195x 13K 105x 15K 195x 16K 105x 
18K 195x 20K 105x 22K 195x 24K 105x 27K 195x 30K 105x 
33K 195x 36K 105x 39K 195x 43K 105x 47K 195x 51K 105x 
56K 195x 62K 105x 68K 195x 75K 105x 82K 195x 91K 105x 

100K 195x 110K 105x 120K 195x 130K 105x 150K 195x 160K 105x 
180K 195x 200K 105x 220K 195x 240K 105x 270K 195x 300K 105x 
330K 195x 360K 105x 390K 195x 430K 105x 470K 195x 510K 105x 
560K 195x 620K 105x 680K 195x 750K 105x 820K 195x 1M0 195x 
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SBR-1201  
 
(2 Flap FL24/10) 48 Values / 2.880 Pieces  
Chip Resistors Thick Film  
 

 

 
 

 
1R0  60x  1R1  60x  1R2  60x  1R3 60x 1R5 60x 1R6 60x 
1R8  60x  2R0  60x  2R2  60x  2R4 60x 2R7 60x 3R0 60x 
3R3  60x  3R6  60x  3R9  60x  4R3 60x 4R7 60x 5R1 60x 
5R6  60x  6R2  60x  6R8  60x  7R5 60x 8R2 60x 9R1 60x 
   
1M1  60x  1M2  60x  1M3  60x  1M5 60x 1M6 60x 1M8 60x 
2M0  60x  2M2  60x  2M4  60x  2M7 60x 3M0 60x 3M3 60x 
3M6  60x  3M9  60x  4M3  60x  4M7 60x 5M1 60x 5M6 60x 
6M2  60x  6M8  60x  7M5  60x  8M2 60x 9M1 60x 10M 60x 
 
 
 
SBR-13  
 
(11 Flap FL24/10) 264 Values / 15.840 Pieces  
Chip Resistor  
 
Type/Brand: RTT05 / Fab. Ralec or alternative 
Wattage: 0,125W 
Tolerance: ±1% 
TC: 100ppm/°C  
Values: 0 Ohm (Jumper) + 10 Ohm - 10M Ohm (E48)

(except 9M09) 
Quantity: 60 Pieces/Value 
Size: 0805 
 
Binder: 2 x CCO-70 (Dimension 318x260x70)  
 
 

Type/Brand: RC 0805 / Yageo Europe or alternative 
Wattage: 0,125W  
Tolerance:  ±1%  
TC: 100ppm/°C  

Values-Quantities Selection: 
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SBR-14  
 
(11 Flap FL24/10) 263 Values / 15.780 Pieces  
Chip Resistor  
 
Type/Brand: RC0805 / Yageo Europe or alternative
Wattage: 0,125W 
Tolerance: ±1% 
TC: 100ppm/°C  
Values: 10 Ohm - 10M Ohm (Addition to E96)

(except 7M87) 
Quantity: 60 Pieces/Value 
Size: 0805 
 
Binder: 2 x CCO-70 (Dimension 318x260x70)  
This assortment fulfills the E-96 Series in addition to SBR-13 
 
 
SMR-01  
 
(3 Flap FL24/10) 72 Values / 11.850 Pieces  
Chip Resistor  
 
Type/Brand: RTT06 (RTR06) Fab. Ralec or alternative
Wattage: 0,25W at +70°C 
Tolerance: ±1% 
TC: 100ppm/°C 
Values: 1,0Ω -6,8MΩ (E12) 
Size: 1206 (3,2x1,5x0,6mm) 
 
Binder: CCO-50 (Dimensions: 316x260x55) 
 
Values-Quantities Selection:  
 
1R0 120x 1R5 120x 2R2 120x 3R3 120x 4R7 120x 6R8 120x 

10 150x 12 105x 15 150x 18 105x 22 150x 27 105x 
33 150x 39 105x 47 150x 56 105x 68 150x 82 105x 

100 210x 120 150x 150 210x 180 150x 220 210x 270 150x 

330 210x 390 150x 470 210x 560 150x 680 210x 820 150x 
1K0 210x 1K2 150x 1K5 210x 1K8 150x 2K2 210x 2K7 150x 
3K3 210x 3K9 150x 4K7 210x 5K6 150x 6K8 210x 8K2 150x 
10K 210x 12K 150x 15K 210x 18K 150x 22K 210x 27K 150x 

33K 210x 39K 150x 47K 210x 56K 150x 68K 210x 82K 150x 
100K 210x 120K 150x 150K 210x 180K 150x 220K 210x 270K 150x 
330K 210x 390K 150x 470K 210x 560K 150x 680K 210x 820K 150x 
1M0 210x 1M5 150x 2M2 150x 3M3 150x 4M7 150x 6M8 150x 
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SMR-0148      Type discontinued, delivery as long as stocks last  
 
(11 Flap FL24/10) 263 Values / 15.780 Pieces  
Chip Resistor  
 
Type/Brand: RC1206 / Yageo Europe or alternative
Wattage: 0,25W 
Tolerance: ±1% 
TC: 100ppm/°C 
Values: 10Ω -10MΩ (E48) (except 9M09)  
Quantity: 60 Pieces/Value 
Size: 1206 
 
Binder: 2 x CCO-70 (Dimension 318x260x70)  
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SMR-03  
 

(6 Flap FL24/10) 144 Values / 16.260 Pieces  
Chip Resistor  
 

Type/Brand: RTT06 (RTR06) Fab. Ralec or alternative
Wattage: 0,25W at +70°C 
Tolerance: ±1% 
TC: 100ppm/°C 
Values: 1Ω - 10MΩ (E24) 
Size: 1206 (3,2x1,5x0,6mm) 
 

Binder: 2x CCO-50 (Dimensions: 316x260x55) 
 
Values-Quantities-Selection:  

 1R0 105x 1R1 60x 1R2 60x 1R3 60x 1R5 105x 1R6 60x 
1R8 60x 2R 105x 2R2 60x 2R4 60x 2R7 60x 3R0 60x 
3R3 105x 3R6 60x 3R9 60x 4R3 60x 4R7 105x 5R1 60x 
5R6 60x 6R2 60x 6R8 105x 7R5 60x 8R2 60x 9R1 60x 

10 150x 11 60x 12 105x 13 60x 15 150x 16 60x 
18 105x 20 60x 22 150x 24 60x 27 105x 30 60x 
33 150x 36 60x 39 105x 43 60x 47 150x 51 60x 
56 105x 62 60x 68 150x 75 60x 82 105x 91 60x 

100 210x 110 60x 120 105x 130 60x 150 210x 160 60x 
180 105x 200 60x 220 210x 240 60x 270 105x 300 60x 
330 210x 360 60x 390 105x 430 60x 470 210x 510 60x 
560 105x 620 60x 680 210x 750 60x 820 105x 910 60x 

1K0 210x 1K1 60x 1K2 105x 1K3 60x 1K5 210x 1K6 60x 
1K8 105x 2K0 60x 2K2 210x 2K4 60x 2K7 105x 3K0 60x 
3K3 210x 3K6 60x 3K9 105x 4K3 60x 4K7 210x 5K1 60x 
5K6 105x 6K2 60x 6K8 210x 7K5 60x 8K2 105x 9K1 60x 

10K 210x 11K 60x 12K 105x 13K 60x 15K 210x 16K 60x 
18K 105x 20K 60x 22K 210x 24K 60x 27K 105x 30K 60x 
33K 210x 36K 60x 39K 105x 43K 60x 47K 210x 51K 60x 
56K 105x 62K 60x 68K 210x 75K 60x 82K 105x 91K 60x 

100K 210x 110K 60x 120K 105x 130K 60x 150K 210x 160K 60x 
180K 105x 200K 60x 220K 210x 240K 60x 270K 105x 300K 60x 
330K 210x 360K 60x 390K 105x 430K 60x 470K 210x 510K 60x 
560K 105x 620K 60x 680K 210x 750K 60x 820K 105x 910K 60x 

1M0 210x 1M1 60x 1M2 60x 1M3 60x 1M5 105x 1M6 60x 
1M8 60x 2M0 60x 2M2 105x 2M4 60x 2M7 60x 3M0 60x 
3M3 105x 3M6 60x 3M9 60x 4M3 60x 4M7 105x 5M1 60x 
5M6 60x 6M2 60x 6M8 105x 7M5 60x 8M2 60x 10M 105x 




