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ElectroTools: Insulated screwdrivers for slotted screws according to DIN 7437,
approved by VDE up to 1000 V AC / 1500 V DC according to IEC/EN 60900:2004

PB 5100

ElectroTools: Giraviti isolati per viti con intaglio, secondo norma DIN 7437,
fino 1000 V AC / 1500 V DC secondo IEC/EN 60900:2004

PB 5100/00 7 610733 0623861,6 0.4 2 2.5 40 125 16 10
PB 5100/0 7 610733 0623931,6 0.4 2.5 3 80 165 18 10
PB 5100/1 7 610733 0624092 0.5 3 3.5 100 190 26 10
PB 5100/2 7 610733 0624162,5 0.6 3.5 4 100 190 29 10
PB 5100/3 7 610733 0624233 0.8 4 5 100 195 37 10
PB 5100/4 7 610733 0624303,5 1 5.5 6 125 230 71 10
PB 5100/5 7 610733 0624474-5 1.2 6.5 7 150 270 119 10
PB 5100/6 7 610733 0624545 1.2 8 8 180 300 146 10
PB 5100/7 7 610733 0624616 1.6 8 8 200 320 152 10
PB 5100/8 7 610733 0624788 1.6 10 10 200 320 181 10

ElectroTools: Insulated screwdrivers for mixed screws Pozidriv / slotted,
approved by VDE up to 1000 V AC / 1500 V DC according to IEC/EN 60900:2004

PB 5180

ElectroTools: Giraviti isolati per viti Pozidriv / con intaglio,
fino 1000 V AC / 1500 V DC secondo IEC/EN 60900:2004

PB 5180/1-80 7 610733 0666742,5-3 1 0.7 4 4 80 175 35 10
PB 5180/2-100 7 610733 0666813-5 2 1 6 6 100 205 72 10

ElectroTools: Insulated screwdrivers for mixed screws Phillips / slotted,
approved by VDE up to 1000 V AC / 1500 V DC according to IEC/EN 60900:2004

PB 5181

ElectroTools: Giraviti isolati per viti Phillips / con intaglio,
fino 1000 V AC / 1500 V DC secondo IEC/EN 60900:2004

PB 5181/1-80 7 610733 2170522,5-3 1 0.7 4 4 80 175 35 10
PB 5181/2-100 7 610733 2170693-5 2 1 6 6 100 205 72 10

ElectroTools: Insulated screwdrivers for Phillips screws according to DIN 7438,
approved by VDE up to 1000 V AC / 1500 V DC according to IEC/EN 60900:2004

PB 5190

ElectroTools: Giraviti isolati con punta a croce per viti Phillips, secondo norma DIN 7438,
fino 1000 V AC / 1500 V DC secondo IEC/EN 60900:2004

PB 5190/0-60 7 610733 0624851,6-2 0 3 60 150 23 10
PB 5190/1-80 7 610733 0624922,5-3 1 5 80 175 43 10
PB 5190/2-100 7 610733 0625083-5 2 6 100 205 72 10
PB 5190/3-150 7 610733 0625156-8 3 8 150 270 152 10
PB 5190/4-200 7 610733 0625228-10 4 10 200 320 235 10




