EB SWISSTOOLS

PB 705 Centre punches, knurled

Granete moleteado
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PB 705.1 8 90 26 10 7 610733 004591
PB 705.2 8 100 30 10 7 610733 004607
PB 710 Centre punches, octagonal

Granete octogonal
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PB 710.1 100 8 34 10 7 610733 004614
PB 710.2 120 10 63 10 7 610733 004621
PB 710.3 120 12 89 10 7 610733 004638
PB 710.4 140 14 137 10 7 610733 004645
PB 712 Centre punches with hard metal point, octagonal

Granete con punta templada, octogonal
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PB 712.1 100 8 34 10 7 610733 004652
PB712.2 120 10 65 10 7 610733 004669
PB 712.3 120 12 89 10 7 610733 004676
PB 715 Parallel pin punches, knurled

Punzén moleteado
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PB 715.1 6 100 1 15 16 10 7 610733 004690
PB 715.1,5 6 105 1.5 20 16 10 7610733 004706
PB 715.2 6 105 2 20 16 10 7 610733 004713
PB 715.2,5 7 110 25 25 22 10 7610733 004720
PB 715.3 7 110 3 25 23 10 7 610733 004737
PB 715.4 8 115 4 30 32 10 7610733 004744
PB 715.5 8 120 5 35 34 10 7 610733 004751
PB 715.6 10 125 6 40 55 10 7610733 004768
PB 715.7 10 130 7 40 62 10 7 610733 004775
PB 715.8 11 135 8 45 78 10 7610733 004782
PB 715.9 12 140 9 45 100 10 7 610733 004799
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