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PB 100 Screwdrivers for slotted screws, parallel tip, optimum transmission of force, no cam-out

Destornillador para tornillos de ranura, punta paralela: transmisión óptima de la fuerza, sin efecto Cam-out

PB 100.00-70 1,2 0.3 2 2.5 70 145 14 10 7 610733 000012

PB 100.0-80 1,6 0.4 2.5 3 80 165 19 10 7 610733 000029

PB 100.1-90 2 0.5 3.5 3.5 90 180 29 10 7 610733 000036

PB 100.2-100 2,5 0.6 4 4 100 195 39 10 7 610733 000043

PB 100.3-120 3 0.8 5.5 5 120 220 58 10 7 610733 000050

PB 100.4-140 3,5 1 6.5 6 140 245 80 10 7 610733 000067

PB 100.5-160 4-5 1.2 8 7 160 270 114 10 7 610733 000074

PB 100.6-180 6 1.6 10 8 180 300 161 10 7 610733 000081

PB 100.7-200 8 2 13 9 200 325 212 10 7 610733 000098

PB 100.8-220 10 2.5 16 10 220 350 272 10 7 610733 000104

PB 100.9-240 12-14 3 18 11 240 375 333 10 7 610733 000111

PB 140 Screwdrivers for slotted screws, parallel tip, optimum transmission of force, no cam-out,
short and long blades

Destornillador para tornillos de ranura, punta paralela: transmisión óptima de la fuerza, sin efecto Cam-out,
hojas cortas o largas

PB 140.00-30 1,2 0.3 2 2.5 30 105 11 10 7 610733 000586

PB 140.00-50 1,2 0.3 2 2.5 50 125 12 10 7 610733 000593

PB 140.00-125 1,2 0.3 2 2.5 125 200 15 10 7 610733 000616

PB 140.0-50 1,6 0.4 2.5 3 50 135 17 10 7 610733 000623

PB 140.0-100 1,6 0.4 2.5 3 100 185 20 10 7 610733 000630

PB 140.2-40 2,5 0.6 4 4 40 135 33 10 7 610733 000463

PB 140.3-50 3 0.8 5.5 5 50 150 48 10 7 610733 000470

PB 140.4-80 3,5 1 6.5 6 80 185 67 10 7 610733 000487

PB 140.5-100 4-5 1.2 8 7 100 210 96 10 7 610733 000494

PB 102 Screwdrivers for slotted screws, parallel tip, with hexagon portion

Destornillador para tornillos de ranura, punta paralela, extremo hexagonal

PB 102.5-160 4-5 1.2 8 7 160 270 10 118 10 7 610733 000128

PB 102.6-180 6 1.6 10 8 180 300 13 171 10 7 610733 000135

PB 102.7-200 8 2 13 9 200 325 13 221 10 7 610733 000142

PB 102.8-220 10 2.5 16 10 220 350 17 294 10 7 610733 000159

PB 102.9-240 12-14 3 18 11 240 375 17 350 10 7 610733 000166
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PB 106 Screwdrivers for terminal board and set screws

Destornillador para tornillos de tableros de bornes y tornillos prisioneros

PB 106.1-100 4 0.6 3 100 190 28 10 7 610733 013210

PB 106.2-110 5 0.8 4 110 205 40 10 7 610733 013227

PB 106.3-120 6 1 5 120 220 58 10 7 610733 013234

PB 106.4-130 8 1.2 6 130 235 77 10 7 610733 013241

PB 106.5-140 10 1.6 8 140 250 124 10 7 610733 029983

PB 135 Stubby screwdrivers for slotted screws, short blade with short handle

Destornillador para tornillos de ranura, hoja corta con mango corto

PB 135.2-30 2,5 0.6 4 4 30 75 30 10 7 610733 001521

PB 135.3-30 3 0.8 5.5 4 30 75 30 10 7 610733 000500

PB 135.4-30 3,5 1 6.5 5 30 75 32 10 7 610733 000517

PB 135.5-30 4-5 1.2 8 6 30 80 45 10 7 610733 000524

PB 135.6-30 6 1.6 10 7 30 80 49 10 7 610733 000531

PB 135.7-40 8 2 13 8 40 95 76 10 7 610733 000548

PB 190 Screwdrivers for Phillips screws, tip according to DIN ISO 8764-1
Main sizes printed in bold-faced letters

Destornillador en cruz Phillips, punta conforme a DIN ISO 8764-1
Dimensiones principales impresas en negrita

PB 190.00-60 00 1-1,2 3 60 135 14 10 7 610733 017348

PB 190.0-60 0 1,6-2 4 60 150 29 10 7 610733 001538
PB 190.0-100 0 1,6-2 4 100 190 33 10 7 610733 018604

PB 190.0-150 0 1,6-2 4 150 240 38 10 7 610733 018611

PB 190.1-50/3 1 2-3 3 50 125 13 10 7 610733 011834

PB 190.1-80 1 2,5-3 5 80 175 43 10 7 610733 001545
PB 190.1-130 1 2,5-3 5 130 225 51 10 7 610733 001552

PB 190.1-200 1 2,5-3 5 200 295 61 10 7 610733 011872

PB 190.1-300 1 2,5-3 5 300 395 76 10 7 610733 011810

PB 190.2-100/6 2 3-5 6 100 205 73 10 7 610733 001569
PB 190.2-150/6 2 3-5 6 150 255 83 10 7 610733 001576

PB 190.2-250/7 2 3-5 7 250 360 142 10 7 610733 011902

PB 190.2-300/7 2 3-5 7 300 410 157 10 7 610733 011919

PB 190.2-400/7 2 3-5 7 400 510 185 10 7 610733 011827

PB 190.3-150 3 6-8 8 150 270 151 10 7 610733 001583
PB 190.3-200 3 6-8 8 200 320 171 10 7 610733 018680

PB 190.4-200 4 8-10 10 200 330 261 10 7 610733 001590


