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PB 280 Conical hand reamers, Classic handle

Escariador cónico, mango Classic

PB 280.12-130 2.5-12 115 235 108 10 7 610733 003266

PB 280.20-170 5-20 170 305 279 10 7 610733 003273

PB 280.25-85 15-25 85 230 350 10 7 610733 003280

PB 6280 Conical hand reamers, multicraft handle

Escariador cónico con mango multicraft

PB 6280.12-130 2.5-12 115 235 125 10 7 610733 028979

PB 6280.20-170 5-20 170 295 257 10 7 610733 028986

PB 6280.25-85 15-25 85 225 342 10 7 610733 072705

PB 700 Angular scriber, points made of chrome vanadium steel, chrome-plated, replaceable, body steel burnished

Marcador metálico de ángulo, puntas de acero cromo vanadio, intercambiables, elemento central de acero
pavonado

PB 700.190 190 28 10 7 610733 004515

PB 700 A Spare points for PB 700, A = straight, B = curved

Puntas de recambio para PB 700, A = recta, B = acodada

PB 700.A 190 gerade, droite, straight, diritta 5 10 7 610733 004522

PB 700.B 190 gebogen, coudée, curved, piegata 6 10 7 610733 004539
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PB 702 Angular scriber, blades with points made of tungsten carbide, replaceable, body steel burnished

Marcador metálico de ángulo, hojas con puntas de metal templado, interc., elemento central de acero pavonado

PB 702.220 220 47 10 7 610733 004546

PB 702 A Hard metal spare points for PB 702, A = straight, B = curved

Puntas templadas de recambio para PB 702, A = recta, B = acodada

PB 702.A 220 gerade, droite, straight, diritta 7 10 7 610733 004553

PB 702.B 220 gebogen, coudée, curved, piegata 10 10 7 610733 004560

PB 703 Angular scriber, points made of chrome vanadium steel, chrome-plated, body made of plastic

Marcador metálico de ángulo, puntas de acero cromo vanadio, cromadas, elemento central de acero pavonado

PB 703.220 220 16 10 7 610733 004577

PB 704 Scriber with tungsten carbide point

Marcador metálico con punta templada

PB 704.45 4 45 160 24 10 7 610733 004584

PB 704 K Scriber with tungsten carbide point, handle with handy clip, with protection cap

Marcador metálico con punta templada, mango con clip práctico, con caperuza protectora

PB 704.K 4-20 4 20 135 21 10 7 610733 019915


