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 Part number: BGK 2CISFIX 

 Blowgun : IBG 06MTL 

 Blowgun : Progressive, pocket size, silicon free 

 Blowgun : Plug ISO B 6mm included 

 Wall support : BG FIX 

 Wall support: Composite flexible traction and shock resistant 

 Wall support: Easy mounting by 2 screws 

 Safety coupling : ISI 061101 

 Safety coupling  : Profil ISO B 6mm.                                               

 Safety coupling  : Antishocks, antistatic, silicon free, ATEX 2 

 Safety coupling  : High flow, valve design zero pressure drop 

 Safety coupling  : 3 years garanty zero leak. 

 Spirale hose : Polyurethane, D 5x8 mm, working lenght 4 m 

 Spirale hose : High flexibility, 2 ends protected non scratch 

 Spirale hose  : Threads ¼ BSP males precoated 

 Spirale hose  : Straight ends, tool side rotative 

 Plug : ISO B 6mm, hardness treated steel, corrosion resistant,  

 Plug : ROsH compliant 
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