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PICTURES

PeakTech
Prüf- und Messtechnik GmbH

Gerstenstieg 4
DE 22926 Ahrensburg

Phone: 0049 4102 42343/44
Fax: 0049 4102 43416

Products  Power Supplies  USB charger, universal power adapters and lamp converters  PeakTech® 4123 A

PeakTech® 4123 A PROD-ID: P 4123 A

Converter for low voltage light sources, 12V AC/AC - max.
1670 mA

This AC / AC voltage converter is particularly suitable for use with
halogen indoor lights and other low-voltage light sources that require an
AC voltage source for supply.

There is a safe galvanic separation between mains and low voltage
according to the isolating transformer standard EN-61558-2-6.

This pre-assembled AC / AC converter is equipped with an
overtemperature switch that cannot be reset.

With 1,8 meter cable and low voltage plug

Plug: outer diameter: 5,5 mm/inner diameter: 2,1 mm

Safety Transformer: Thermal Overload Protection

Safety: EN 62368-1, EN 61558-2-6

Available: Winter 2020

Input voltage 220-240V AC; 50/60 Hz

Output voltage 12,0 V AC (15,7 V no load)

Output Current 1670 mA (20 VAC)

Dimensions Device (WxHxD) 55 x 85 x 80 mm

Dimensions Plug (WxHxD) 2,1 x 5,5 x 14mm

Weight ca. 580 g

EAN-13 4250569401091
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