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1/4” Phone Jack Grounding/
Shielding Options

 1/4” Gripper - Grounding points

 
1/4” Shielding Plate

Applications 
• Audio Cables and Snakes  
• Amplifiers
• Speakers
• Mixing desks
• Rack mount equipment 
• Patch panel

Features / Options – OEM RANGE  
Phone Jack
• Mono or Stereo (TRS)
• Stackable (Piggy back) mounting
• Vertical or horizontal PCB mount
• Mono and Stereo switched contacts
• Solder contacts
• Combo Contacts
• Metal nut
• Plastic Nut
• 1/4” (6.35mm)
• 3.5mm
• Dual 1/4”(6.35mm) and 3.5mm
• EMI Shielding plates
• Metal Mounting threads
• Plastic Mounting threads
• Chassis Ground connections
• Half, Full or No threads
• Grounded or Isolated Jacks

  Simple steps to guide you  
in using this catalogue

1)  Identify the product group listed in  
Contents on Page 1 and go directly to  
that page number.

2)  Each product group cover page then details 
information and options available.

3)  Refer to the product detail pages and identify   
the product you require pictorially.

4)  Read the product description column for the 
products standard features.

5) Use variations column to determine 
    your choice.

6) Identify part number.

7)  In the event the particular option you require 
is not listed please refer to the part number 
breakdown page at the end of each section. 

8)  Please contact us directly if you have any  
further problems.

1/4” PHONE JACK 
CONNECTORS

   Amphenol phone connectors are available 
in 1/4” (6.35mm) and 3.5mm jack sockets 
or dual jack socket versions featuring 
combinations of both sizes. The standard 
heavy duty contacts provide excellent signal 
performance and the rugged designs excel in 
professional audio applications.  
Our wide range of options ensures we have the 
connector to suit your specific requirements. 
Custom jacks can also be developed to suit 
unique applications on request.

Ordering Codes
   We have listed the more common ordering codes 

in each section. Please contact us if you need 
any further assistance.

1/4” PHONE JACKS
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MUSICIAN / OEM RANGE

1/4” PHONE PLUGS

  3.5mm / 1/4” 
(6.35mmø) Dual 
Phone Jack, 
(Piggyback), 
Horizontal PCB, Plastic 
housing, Metal nut and 
entry bore

Mono

Stereo

ACJM-MHD985

ACJS-MHD985

3.5mm Jack, 
Horizontal PCB,  
Plastic housing,  
Metal entry bore

Mono

Stereo

ACJM-NH35

ACJS-NH35

3.5mm Jack, Vertical 
PCB mount, Needle 
eye contacts, Plastic 
housing, Metal entry 
bore

Refer to Schematic
Chart on Page 107

ACJM-NV35-2

ACJM-NV35-2S

ACJS-NV35-3 

ACJS-NV35-3S

ACJS-NV35-5

3.5mm Jack, Vertical 
PCB mount, Needle 
eye contacts, Plastic 
housing, Metal thread 
and entry bore

Refer to Schematic
Chart on Page 107

ACJM-MV35-2

ACJM-MV35-2S

ACJS-MV35-3

ACJS-MV35-3S

ACJS-MV35-5

3.5mm / 1/4” 
(6.35mmØ) Dual 
Phone Jack, Vertical 
PCB mount, Needle 
eye contacts, Plastic 
housing, Metal nut  
and entry bore

Refer to Schematic
Chart on Page 107

ACJM-MVD985-2

ACJM-MVD985-2S

ACJS-MVD985-3

ACJS-MVD985-3S

ACJS-MVD985-5

1/4” (6.35mmø) 
Phone Jack, Horizontal 
Snap-fit PCB, Plastic 
housing, Half thread, 
Metal entry bore. 
Supplied without 
mounting hardware.

Mono

Stereo

ACJM-HHDR

ACJS-HHDR

Features:
• 3.5mm and 6.35mm (1/4”) options
• Mono or Stereo (TRS)
• Single or Dual mounting
• Vertical or Horizontal PCB mount
• Mono and Stereo with switching contacts
• Solder or Combo contacts
• Various mounting option

Schematic Chart: Pages 107
Panel Cutouts: Pages 106
PCB Footprints: Pages 108
Specifications: Pages 109

PRODUCT - FIGURE DRAWING                            Dimensions in mm (inches) DESCRIPTION VARIATIONS PART NUMBER

3.5MM PHONE JACKS

1/4” PHONE JACKS HORIZONTAL



1/4” (6.35mmø) 
Offset Jack, Horizontal 
PCB mount, Plastic 
housing, Metal thread 
and entry bore with 
Chassis ground 
connection

Mono - Metal Nut

Stereo - Metal Nut

ACJM-MHOM

ACJS-MHOM

Stereo - Metal Nut ACJS-MHOP

ACJS-MHOP-1

1/4” (6.35mmø) 
Offset Jack, Horizontal 
PCB mount, Plastic 
housing, thread and 
entry bore

1/4” (6.35mmø) Offset 
Jack, Horizontal PCB 
mount, Plastic housing, 
thread and entry bore. 
Non-switching sleeve 
contact with separate 
grounding to panel. 

Mono - Plastic Nut

Refer to Schematic
Chart on Page 107

PHOP - Denotes 
Plastic Nut

MHOP - Denotes 
Metal Nut

Stereo - Plastic Nut

Mono - Metal Nut

ACJM-PHOP

ACJM-PHOP-1

ACJS-PHOP

ACJS-PHOP-1

ACJM-MHOP

ACJM-MHOP-1

  1/4” (6.35mmø) 
Phone Jack, Horizontal 
Snap-fit PCB, Plastic 
housing, Metal nut and 
entry bore

Mono

Stereo

ACJM-MHDR

ACJS-MHDR

1/4”(6.35mmø) Phone 
Jack, Horizontal 
Snap-fit PCB, Plastic 
housing, Metal thread, 
nut, washer and entry 
bore

Mono

Stereo

ACJM-MHDRM

ACJS-MHDRM

1/4” (6.35mmø) 
Jack, Horizontal PCB 
mount, Plastic housing 
with metal insert

Mono - Plastic Nut

Mono - Metal Nut

ACJM - PH

ACJM - MH

1/4” (6.35mmø) 
Offset Jack, Horizontal 
PCB mount, Plastic 
housing and entry 
bore with Half thread. 
Supplied without 
mounting hardware. 

1/4” (6.35mmø) 
Offset Jack, Horizontal 
PCB mount, Plastic 
housing and entry 
bore with Half thread. 
Supplied without 
mounting hardware. 

Refer to Schematic
Chart on Page 107

Refer to Schematic
Chart on Page 107

ACJM-HHOP

ACJM-HHOP-1

ACJS-HHOP

ACJS-HHOP-1
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PRODUCT - FIGURE DRAWING                            Dimensions in mm (inches) DESCRIPTION VARIATIONS PART NUMBER

MUSICIAN / OEM RANGE

1/4” PHONE PLUGS



MUSICIAN / OEM RANGE

PHONE JACKS

104

1/4” (6.35mmø) Jack, 
Solder Lug, Plastic 
housing with metal 
insert

Mono - Plastic Nut

Stereo - Plastic Nut

Mono - Metal Nut

Stereo - Metal Nut

ACJM-PHS

ACJS-PHS

ACJM-MHS

ACJS-MHS

1/4” (6.35mmø) Jack, 
Horizontal PCB mount, 
Plastic housing and 
Bezel with threaded 
Metal nut.

Mono

Stereo

ACJM-IH

ACJS-IH

Mono - Plastic Nut

Stereo - Plastic Nut

ACJM-PC

ACJS-PC

Mono - Metal Nut

Stereo - Metal Nut

ACJM-MC

ACJS-MC

1/4” (6.35mmø) 
Jack, Combination 
Horizontal PCB and 
Solder lug, Plastic 
housing with  
metal insert

1/4” (6.35mmø)  
Jack,  Horizontal 
Snap-fit PCB mount, 
Plastic housing with 
metal insert

Mono - Plastic Nut

Stereo - Plastic Nut

ACJM-PHR

ACJS-PHR

Mono - Metal Nut

Stereo - Metal Nut

ACJM-MHR

ACJS-MHR

1/4” (6.35mmø) 
Jack, Horizontal PCB 
mount, Plastic housing 
with metal insert

Stereo - Plastic Nut

Stereo - Metal Nut

ACJS - PH

ACJS - MH

1/4” (6.35mmø) Dual 
Phone Jack (Compact 
Piggyback), Horizontal 
Snap-fit PCB, Plastic 
housing, Metal nut and 
entry bore

Mono

Stereo

ACJM-MHDC*

ACJS-MHDC*

1/4”(6.35mmø) Dual 
Phone Jack (Compact 
Piggyback), Horizontal 
Snap-fit PCB, Plastic 
housing, Metal thread, 
nut and entry bore

Mono

Stereo

ACJM-MHDCM

ACJS-MHDCM

1/4” (6.35mmø) Jack, 
Solder Lug, Plastic 
housing and Bezel 
with threaded Metal 
nut.

Mono

Stereo

ACJM-IHS

ACJS-IHS
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PRODUCT - FIGURE DRAWING                            Dimensions in mm (inches) DESCRIPTION VARIATIONS PART NUMBER

1/4” PHONE JACKS HORIZONTAL DUAL



MUSICIAN / OEM RANGE MUSICIAN / OEM RANGE

PHONE JACKS
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1/4” (6.35mmØ) Jack, 
Vertical PCB mount, 
Plastic housing, 
nut and entry bore

Refer to Schematic
Chart on Page 107

ACJM-PVB-2

ACJM-PVB-2S

ACJS-PVB-3

ACJS-PVB-3S

ACJS-PVB-5

1/4” (6.35mmø) Jack, 
Vertical PCB mount, 
Needle eye contacts, 
Plastic thread, 
Metal nut and insert

Refer to Schematic
Chart on Page 107

ACJM-MIV-2

ACJM-MIV-2S

ACJS-MIV-3

ACJS-MIV-3S

ACJS-MIV-5

Refer to Schematic
Chart on Page 107

ACJM-MV-2

ACJM-MV-2S

ACJS-MV-3

ACJS-MV-3S

ACJS-MV-5

1/4” (6.35mmø) Jack, 
Vertical PCB mount, 
Needle eye contacts, 
Star washer, Metal nut 
and insert

1/4” (6.35mmø) 
Jack, Vertical PCB 
mount, Metal nut  
and insert

Refer to Schematic
Chart on Page 107

ACJM-MN-2

ACJS-MN-3

ACJM-MN-2S

ACJS-MN-3S

ACJS-MN-5

1/4”(6.35mmø) 
Dual Phone Jack 
(Piggyback), 
Horizontal Snap-fit 
PCB, Plastic housing, 
Metal thread, nut, 
washer and entry bore

Stereo ACJS-MHDM*

1/4”(6.35mmø) 
Dual Phone Jack   
(Piggyback) Shielding 
plate, Horizontal Snap-fit 
PCB, Plastic housing, 
Metal nut and entry bore

Mono

Stereo

ACJM-MHDE*

ACJS-MHDE*

1/4”(6.35mmø) 
Dual Phone Jack 
(Piggyback), Shielding 
plate  Horizontal 
Snap-fit PCB, Plastic 
housing, Metal thread, 
nut and entry bore

Mono

Stereo

ACJM-MHDEM*

ACJS-MHDEM*

1/4” (6.35mmø) 
Dual Phone Jack 
(Piggyback) Horizontal 
Snap-fit PCB, Plastic 
housing, Metal nut and 
entry bore

Mono

Stereo

ACJM-MHD*

ACJS-MHD*

PRODUCT - FIGURE DRAWING                            Dimensions in mm (inches) DESCRIPTION VARIATIONS PART NUMBER

Mono ACJM-MHDM*

1/4” PHONE JACKS VERTICAL
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MUSICIAN / OEM RANGE

PHONE JACKS
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1/4” (6.35mmø) 
Jack, Solder Lug, 
Metal nut  
and insert

Refer to Schematic
Chart on Page 107

ACJM-MVS-2

ACJM-MVS-2S

ACJS-MVS-3

ACJS-MVS-3S

ACJS-MVS-5

PRODUCT - FIGURE DRAWING                            Dimensions in mm (inches) DESCRIPTION VARIATIONS PART NUMBER

PANEL CUTOUTS
-FRONT VIEW

ACJM-MV
ACJS-MV
ACJM-MN-2
ACJS-MN-3
ACJM-MN-2S
ACJS-MN-3S
ACJS-MN-5
ACJM-MIV
ACJS-MIV
ACJM-MVS
ACJS-MVS

ACJM/S-PH
ACJM/S-MH
ACJM/S-PC
ACJM/S-MC
ACJM/S-PHR
ACJM/S-MHR
ACJM/S-PHS
ACJM/S-MHS

ACJM-MHD
ACJS-MHD
ACJM-MHDE
ACJS-MHDE

ACJM-MHDR
ACJS-MHDR
ACJS-HHDR

ACJM-NH35
ACJS-NH35

ACJM-NV35-2
ACJM-NV35-2S
ACJS-NV-35-3
ACJS-NV-35-3S
ACJS-NV-35-5
ACJM-MV35-2
ACJM-MV35-2S
ACJS-MV-35-3
ACJS-MV-35-3S
ACJS-MV-35-5

ACJS-MHDC
ACJM-MHDC

ACJS-IH
ACJM-IH
ACJS-IHS
ACJM-IHS

ACJS-MHD985
ACJM-MHD985

ACJM-PVB-2
ACJM-PVB-2S
ACJS-PVB-3
ACJS-PVB-3S
ACJS-PVB-5

ACJS-MHOM
ACJM-MHOM

ACJS-MHOP
ACJS-PHOP
ACJM-MHOP
ACJM-PHOP
ACJS-MHOP-1
ACJS-HHOP-1
ACJS-PHOP-1
ACJM-PHOP-1
ACJM-MHOP-1
ACJM-HHOP-1
ACJM-HHOP
ACJS-HHOP

ACJS-MVD985
ACJM-MVD985



MUSICIAN / OEM RANGE MUSICIAN / OEM RANGE

PHONE JACKS
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PART NO. ACJM-HHOP-1 ACJS-HHOP-1 ACJM-HHOP ACJS-HHOP
 ACJM-PHOP-1 ACJS-PHOP-1 ACJM-PHOP ACJS-PHOP
 ACJM-MHOP-1 ACJS-MHOP-1 CJM-MHOP ACJS-MHOP

GENERAL 
SCHEMATIC

 SCHEMATIC

PART NO. ACJM-MVD985-2 ACJM-MVD985-2S ACJS-MVD985-3 ACJS-MVD985-3S ACJS-MVD985-5

SCHEMATIC CHART

PART NO. ACJM-MV35-2 ACJM-MV35-2S ACJS-MV35-3 ACJS-MV35-3S ACJS-MV35-5
 ACJM-MN-2 ACJM-MN-2S ACJS-MN-3 ACJS-MN-3S ACJS-MN-5
 ACJM-NV35-2 ACJM-NV35-2S ACJS-NV35-3 ACJS-NV35-3S ACJS-NV35-5
 ACJM-PVB-2 ACJM-PVB-2S ACJS-PVB-3 ACJS-PVB-3S ACJS-PVB-5
 ACJM-MV-2 ACJM-MV-2S ACJS-MV-3 ACJS-MV-3S ACJS-MV-5
 ACJM-MVS-2 ACJM-MVS-2S ACJS-MVS-3 ACJS-MVS-3S ACJS-MVS-5
 ACJM-MIV-2 ACJM-MIV-2S ACJS-MIV-3 ACJS-MIV-3S ACJS-MIV-5

GENERAL 
SCHEMATIC
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PCB FOOTPRINT 
- CONNECTOR SIDE OF PCB

ACJS-MVD985
ACJM-MVD985

ACJS-NH35
ACJM-NH35

ACJM-PVB-2
ACJM-PVB-2S
ACJS-PVB-3
ACJS-PVB-3S
ACJS-PVB-5

ACJM-MV
ACJS-MV
ACJM-MN-2
ACJS-MN-3
ACJM-MN-2S
ACJS-MN-3S
ACJS-MN-5
ACJM-NV35-XX
ACJM-MV35-XX
ACJS-NV35-XX
ACJS-MV35-XX
ACJM-MIV-2
ACJM-MIV-2S
ACJS-MIV-3
ACJS-MIV-3S
ACJS-MIV-5

ACJM-PH
ACJM-MH
ACJS-PH
ACJS-MH
ACJM-PC
ACJM-MC
ACJS-PC
ACJS-MC

ACJM-MHD
ACJS-MHD
ACJM-MHDE
ACJS-MHDE
ACJM-MHDEM
ACJS-MHDEM
ACJM-MHDC
ACJS-MHDC
ACJM-MHDCM
ACJS-MHDCM
ACJM-MHDM
ACJS-MHDM

ACJS-IH
ACJM-IH

ACJM-MHDR
ACJS-MHDR
ACJM-PHR
ACJM-MHR
ACJS-PHR
ACJS-MHR
ACJM-HHDR
ACJS-HHDR
ACJM-MHDRM
ACJS-MHDRM

ACJS-MHD985
ACJM-MHD985

ACJS-MHOP
ACJS-PHOP
ACJM-MHOP
ACJM-PHOP
ACJM-HHOP
ACJS-HHOP

ACJS-MHOM
ACJM-MHOM

ACJS-MHOP-1
ACJS-PHOP-1
ACJS-HHOP-1
ACJM-MHOP-1
ACJM-PHOP-1
ACJM-HHOP-1

MUSICIAN / OEM RANGE

PHONE JACKS
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Environmental Complies with RoHS Directive 2002/95/EC

Cable Bushing

Contacts / Plating (Plugs)

Santoprene

PLUG AND JACKS TECHNICAL DATA

  Approximate weight only, does not include packaging. Please contact us for exact weight for shipping purposes.

Connector Shell Material (Jacks)

Connector Shell Finish

Insulators

MATERIALS

UL94 V-0 PBT Modified PPO Resin - Black

    Satin Nickel, Nickel or Black Polyester

UL94 V-0 PBT Resin or Modified PPE Resin and fibreglass laminate

Current Carrying Capacity

Typical Contact Resistance

10A (Depends on Mating Connector and Cable)

Depends on Mating Connector

Insulation resistance (initial)

After Damp Heat Test

>2G

≥1G

Dielectric Withstand Voltage 2 Pole : 1.5 kV dc

3 Pole : 1 kV dc

Flammability rating of insulating plastics

Solderability, complies with

UL94V-0

IEC 68-2-20

Nunber of Contacts 2 Pole (Mono)

3 Pole Tip Ring Sleeve (Stereo)

Termination

Max. Wire Gauge - Stranded Wire

Solder, PCB or Combo

2 Pole (Mono): AWG 16˜1.5mm

3 Pole (Stereo): AWG 18˜1mm

GENERAL 
CHARACTERISTICS

VALUE

ELECTRICAL
CHARACTERISTICS

Protection Class IP40

Operating Temperature -25°C to +75°C (-13°F to + 167°F)

CLIMATIC
CHARACTERISTICS

Insertion and Withdrawal Force ≥10N - ≤30N

Cable O.D. (Plugs)

MECHANICAL
CHARACTERISTICS

6mm (0.236”)

2

2

1)

Re
v 

2 
- 

12
/2

00
9

Brass / Ni over Cu (Copper) 

Brass / Sn (Tin) over Cu (Copper)Contacts / Plating (Jacks)

Connector Shell Material (Plugs) Diecast Zinc Alloy EZDA No.3

MUSICIAN / OEM RANGE

PHONE JACKS

MUSICIAN / OEM RANGE


