Silicon Power's Portable SSD PX10 is tailored for today's
demands, with a compact size that's even smaller than a

A B EAU TY WITH B EAST LY P OW E R Snickers chocolate bar. Despite its extremely thin form factor,
it boasts remarkable USB 3.2 Gen 2 performance. The PX10
An Incredib] y Beautiful Stora o[c Wonder meets upcoming storage requirements and is compatible
with a wide range of devices, such as the iPhone 15, iPad,
and PS5, thanks to its USB Type-C connection. This makes it a
breeze for content creators and gamers to reach their data

on the go. Whether for work, play, or creativity, the PX10 is

your go-to storage Companion.
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High Impressive Insanely
Capacity Performance thin & light

Features
- USB 3.2 Gen 2 for high-speed data transfers
- Impressive performance with read and write speeds up to 1,050 MB/s m
- Easy Plug & Play use S
- 60W high-power charging cable capable of up to 10Gbps data transfer speed I
- Works with Windows, Mac, iPhone, iPad, Chromebook, Android, Linux, PS5, e
and Xbox Series X with a USB 3.0 Type-C adapter
- Works with iPhone ProRes i
Specifications =
Capacity 512GB, 1TB, 2TB, 4TB &
Dimensions 1034 mm x 33mm x 10.3mm 4
Weight 33¢
Material Aluminum
Color Black / Pink (The color pink is available in select regions) Ordering Information
Sequential Read/Write (max.) Up to 1,050/1,050MB/s
Interface USB Type-C 3.2 Gen 2 Capacity Part Number
o Desktop: Windows 7 and higher, Mac OS X 10.3 and higher, Linux 2.6 and higher >12GB >P512GBPSDPXTOCK
OS Compatibility . . . . . 1T SPO10TBPSDPX10CK
Mobile: Android 6 and higher, iOS 13 and higher
Operating Temperature 0°C-70°C 218 >PO20TBPSDPXTOCK
Certification CE / FCC/ UKCA /RCM / EAC / KC / BSMI / BIS / MIL-STD 810H Method 516.8 4l >PO40TBPSDPXTOCK

Warranty 3-year limited warranty *For more part number please contact sales



