PD Power Bank

harge/RechargeIn The Fastlane | NotJustQuick — Also Handy

Speed up your charging time with 20W Power The QP58/QS58 is equipped with a
Delivery (PD) via 1 Type-C port and 18W QC3.0 high-density battery, which is 30%
via 2 USB Type-A ports. The 20W Type-C port smaller in volume and 25% lighter
has enough power to charge an iPhone 14 in weight than batteries of

from 0% to 50% in just 30 minutes. Plus, comparable capacities.

charge the power bank itself in only 3.5 hours No matter which capacity you
(QP58] or 6.5 hours (@S58]) with Rapid choose, this power bank is
Recharge, which allows for rapid input easy to carry around or

charging via the Type-C port when connected throw in your bag without

to a quick charge PD power adapter. weighing you down.
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+10,000mAh (QP58) / 20,000mAh (QS58) capacity provides 2-4 (QP58) / 4-6 (QS58) full charge
cycles on just about any smartphone

- Fast charge ready with 20W Power Delivery (PD) via Type-C and 18W QC3.0 via USB Type-A*+

- 3outputs (2 USB Type-A and 1 Type-C) charge up to 3 devices simultaneously

- Rapid input charging via Type-C cuts down on recharging times**

- Ergonomic design is easy and comfortable to hold

- Peace of mind with flame-retardant grade V-0 material (stops burning within 10 seconds after
contact with a source of fire)

- With a simple touch, a dual-function button displays the battery level via a LED light indicator
and acts as a "wake-up" power button for Apple iPhone and iPad devices

- Includes 1 USB Type-A to Type-C cable

- smartSHIELD: Input High-Voltage Protection, Output High-Voltage Protection, Input Current
Protection, Output Current Protection, Automatic Current Matching, Input Short-Circuit
Protection, Output Short-Circuit Protection, Device Overcharge Protection, Reverse Charge
Protection, Input Current Regulation, Static Resistance, and Fireproof Guard

- Meets the IATA (International Air Transport Association) regulations so it is safe to fly with

+ Up to 2 million USD product liability insurance

*Only one device may be connected to the power bank at a time in order for fast charging to be enabled
**For rapid input charging via the Type-C port, a quick charge PD power adapter is required
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+ Capacity: [QP58] 10,000mAh (38.5Wh/3.85V); [QS58] 20,000mAh (77Wh/3.85V)

- Dimensions: [QP58] 115.0mm x 70.0mm x 17.0mm; [QS58] 120.0mm x 72.0mm x 30mm
- Weight: [QP58] 175g; [QS58] 3159

- Battery Type: Li-Polymer

- Material: PC + ABS Plastic (flame-retardant grade V-0)

- Color: Black, White

- Input Power: Type-C: 5V=2.5A, 9V=2A,12V=1.5A

- Output Power: USB1 (USB Type-A): 5V=3A,9V=2A, 12V =1.5A;

USB2 (USB Type-A): 5V=3A, 9V==2A, 12V=15A; Type-C: 5V==3A, 9V=2.2A, 12V=1.6A;
USB1+USB2+Type-C: 5V=3A (max.)

- Available Interface (Input): Type-C

- Available Interface (Output): USB Type-A (x2), Type-C (x1)

- Charging Time: [QP58] 3.5 hours (PD); [QS58] 6.5 hours (PD)

- Protection: smartSHIELD

- Operating Temperature: 10°C - 40°C

- Certification: CE, FCC, RoHS, PSE, Li-ion 00, BSMI, WEEE, Green Dot
- Warranty: 13 months, 24 months (EU)

1PD is supported by Android-based and iOS-based devices, while QC3.0 is only supported by Android-based devices (excluding some Huawei and OPPO models)



