Ceramicand Glass Fuse kit
fast/slow-blow 354 pcs, 5x20 mm

components

Nickel plated brass end caps

100, 2
20+0,5

Sand filled

SPECIFICATION:

Characteristic (time/current)

fast/slow-blow

Quantity 354 pcs

Size 5x20 mm

Values 160 mA, 315 mA, 500 mA, 1.0A,2.0A,3.15A,40A,5.0A,6.3A,10A
Art. Nr.

RND 170-00078 + RND 170-00079

ACCESSORIES:

RND 170-00078

Glass Fuse kit fast/slow-blow 182 pcs, 5x20 mm

RND 170-00029

Fuse 5 x20 mm

: 3.15 A fast-blow

RND 170-00079

Ceramic Fuse kit fast/slow-blow 172 pcs, 5x20 mm

RND 170-00032

Fuse 5 x 20 mm

: 2 A fast-blow

RND 170-00001

Open fuse holder ¢ 5 x 20 mm

RND 170-00033

Fuse 5 x20 mm

: 10 A fast-blow

RND 170-00002

Fuse 5 x 20 mm: 10 A slow-blow

RND 170-00035

Fuse 5 x 20 mm

: 1 A fast-blow

RND 170-00004

Open fuse holder ¢ 5 x 20 mm

RND 170-00036

Fuse 5 x20 mm

: 0.8 A slow-blow

RND 170-00005

Fuse holder

RND 170-00041

Fuse 5x 20 mm

: 0.5 A slow-blow

RND 170-00006

Fuse holder

RND 170-00043

Fuse 5 x20 mm

: 5 A slow-blow

RND 170-00007

Insulation cover

RND 170-00046

Fuse 5 x20 mm

:0.315 A slow-blow

RND 170-00008

Fuse 5 x 20 mm: 3.15 A slow-blow

RND 170-00050

Fuse 5x 20 mm

: 2.5 A slow-blow

RND 170-00011

Fuse 5 x 20 mm: 6.3 A slow-blow

RND 170-00055

Fuse 5 x20 mm

: 1.6 A slow-blow

RND 170-00012

Fuse 5 x 20 mm: 0.5 A slow-blow

RND 170-00057

Fuse 5x 20 mm

: 1 A slow-blow

RND 170-00013

Fuse 5 x 20 mm: 5 A slow-blow

RND 170-00058

Fuse 5 x20 mm

: 0.8 A fast-blow

RND 170-00014

Fuse 5 x 20 mm: 4 A slow-blow

RND 170-00062

Fuse 5 x 20 mm

: 0.5 A fast-blow

RND 170-00016

Fuse 5 x 20 mm: 2 A slow-blow

RND 170-00063

Fuse 5 x 20 mm

: 5 A fast-blow

RND 170-00017

Fuse 5 x 20 mm: 10 A slow-blow

RND 170-00066

Fuse 5x20 mm

:0.315 A fast-blow

RND 170-00020

Fuse 5 x 20 mm: 1 A slow-blow

RND 170-00069

Fuse 5 x 20 mm

: 2.5 A fast-blow

RND 170-00024

Fuse 5 x 20 mm: 6.3 A fast-blow

RND 170-00071

Fuse 5x20 mm

:0.16 A fast-blow

RND 170-00025

Fuse 5 x 20 mm: 0.5 A fast-blow

RND 170-00074

Fuse 5 x 20 mm

: 10 A fast-blow

RND 170-00026

Fuse 5 x 20 mm: 5 A fast-blow

RND 170-00075

Fuse 5 x20 mm

: 1.6 A fast-blow

RND 170-00027

Fuse 5 x 20 mm: 4 A fast-blow

RND 170-00077

Fuse 5x20 mm

: 1 A fast-blow

All fuses are UL certified, E492698
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