HF Connectors
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Female Connector SMA 50 Q, straight

24¢094)
MAX. PANEL

A

#102¢408) REF.

806315 HEX, |

=387y
9653w | S8

95(374)

063>
(]

<098)

SPECIFICATION:

Mounting Panel mount

Housing Material Brass/Gold-plated

Series SMA

Frequency 3 GHz

Gender Female

Insulation material Teflon

Impedance 50Q

CAT Catalogue Description 2Crimp Ferrule - Brass, Gold-plated - Washer - Brass, Gold-plated - Nut - Brass, Gold-plated - O-Ring - NBR,
Black

Connector Design straight

Connection, attachment Solder

Connection, shield Crimp 3.5 mm

Cable type RG-174U

Contacts Brass/gold-plated

PRODUCT RANGE:
Art. Nr.
RND 205-00452
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