Manual Unlock PV
Connector

- -
Specification
Applicable Terminal 4/6 mm?
Rated Current 35/45 A
Cable Size Range 12/10 AWG
Rated Voltage 1.5 kvDC
Contact Resistance 300 mOhm
Degree of Protection P68
Working Temperature -40 ~ 105°C
Class of Pollution Grade III
Flammability uUL94-vo
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Terminal Socket
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