
• 4.3" colorful LCD screen

• Real-time video playback and output

• 8 mm camera head

• IP67 waterproof grade

• Image flip function

• 2 x zoom in

Digital Inspection Camera

Features

Specification

Camera Diameter 8 mm
Image Sensor 1/9”, CMOS
Effective Pixel 640*480 pixels

Type Nr. 
RND 355-00009

Horizontal View Angle 45±5°
Tube Length 770 mm
IP Grade IP67(excluding the joint part)
Power Supply AA x 4
Display Dimensions 4.3” TFT LCD inch
Image Zoom Ratios X1.5, X2
Video Formats NTSC and PAL
Power Consumption 1.5 W(MAX)
Product Dimensions 180*36*89 mm
Operating Temperature -10~+50°C
Storage Temperature -20~+60°C
Operating Humidity 15%~85% RH
Weight 325±5 g
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