Ceramic Fuse kit

fast/slow-blow 172 pcs, 5x20 mm components

. / 100, 2
Wi 7
g "4
S : 20+0,5

Nickel plated brass end caps
Sand filled

SPECIFICATION:

Characteristic (time/current) fast/slow-blow

Quantity 172 pcs

Size 5x20 mm

Values 500 mA, 1.0A,2.0A,3.15A,40A,5.0A,6.3A,10A
Art. Nr.

RND 170-00079

ACCESSORIES:

RND 170-00001

Open fuse holder ¢ 5 x 20 mm

RND 170-00004

Open fuse holder ¢ 5 x 20 mm

RND 170-00005

Fuse holder

RND 170-00006

Fuse holder

RND 170-00007

Insulation cover

RND 170-00008

Fuse 5 x 20 mm: 3.15 A slow-blow

RND 170-00011

Fuse 5 x20 mm

1 6.3 A slow-blow

RND 170-00012

Fuse 5 x 20 mm

: 0.5 A slow-blow

RND 170-00013

Fuse 5 x 20 mm

: 5 A slow-blow

RND 170-00014

Fuse 5 x20 mm

14 A slow-blow

RND 170-00016

Fuse 5x 20 mm

: 2 A slow-blow

RND 170-00017

Fuse 5 x20 mm

: 10 A slow-blow

RND 170-00020

Fuse 5 x20 mm

:1 A slow-blow

RND 170-00024

Fuse 5x20 mm

: 6.3 A fast-blow

RND 170-00025

Fuse 5 x 20 mm

: 0.5 A fast-blow

RND 170-00026

Fuse 5 x 20 mm

: 5 A fast-blow

RND 170-00027

Fuse 5x20 mm

: 4 A fast-blow

RND 170-00029

Fuse 5 x20 mm

: 3.15 A fast-blow

RND 170-00032

Fuse 5x20 mm

: 2 A fast-blow

RND 170-00033

Fuse 5 x20 mm

: 10 A fast-blow

RND 170-00035

Fuse 5 x 20 mm

: 1 Afast-blow

All fuses are UL certified, E492698

Distrelec Schweiz AG, Grabenstrasse 6, 8606 Nanikon, Switzerland, T +41 44 944 99 11, info@distrelec.com, distrelec.com


mailto:info@distrelec.com



