
SPECIFICATION:

Surface material Tin-plated

Voltage 600 V

Material Copper

Fork cable lug
Fork Cable Lugs, Insulated

PRODUCT RANGE:

Art. Nr. Diameter

RND 465-00036 0.2...0.5 mm² 3.2 mm Nylon yellow max. +105 °C 0.5 mm

RND 465-00037 0.5...1.5 mm² 3.2 mm Vinyl red max. +105 °C 0.75 mm

RND 465-00038 0.5...1.5 mm² 4.3 mm Vinyl red max. +105 °C 0.75 mm

RND 465-00039 0.5...1.5 mm² 5.3 mm Vinyl red max. +105 °C 0.75 mm

RND 465-00040 1.5...2.5 mm² 4.3 mm Vinyl blue max. +105 °C 0.8 mm

RND 465-00041 1.5...2.5 mm² 5.3 mm Vinyl blue max. +105 °C 0.8 mm

RND 465-00042 4...6 mm² 5.3 mm Vinyl yellow max. +105 °C 1.0 mm

RND 465-00043 4...6 mm² 6.4 mm Vinyl yellow max. +105 °C 1.0 mm
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