
Crimping Pliers for Non-Insulated Cable 
0.75 - 10mm

LENGTH: 215 mm 
WEIGHT: 500g

215 m
m

MATERIAL NUMBER:  302-62-035 
PART NUMBER: RND 550-00465

Specifications Crimping cable size 

 
AWG 18-16/14/12-10/8
DIN 0.75-1.5/2.5/4-6/10 mm2

Non-insulated terminal

NB:Store in a cool dry place. 
Keep product lubricated to extend life
After extensive use check crip and readjust 
if necessary
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