Subminiature PCB Signal
Relays

FEATURES:
1 A Switching capability
Standard PCB layout

SPECIFICATION:

Contact material Ag

Dimensions Lx W x H 21x10x12 mm
Pins 8

Switching current 1A @ 125 VAC
Switching power 125 VA
Temperature range -40...+70 °C
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PRODUCT RANGE:
Art. Nr. Ucoil Contacts Rcoil Pcoil
RND 200-00007 24 VDC 2CO 2880 Q 0.2 W
RND 200-00008 12 VDC 2CO 960 Q 02 W
RND 200-00017 24 VDC 2C0 1600 Q 0.36 W
RND 200-00024 5VDC 2¢O 167 Q 0.2 W
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CONTACT DATA:

OPERATION CONDITIONS:

Initial Contact Resistance 100 mQ Insulation Resistance 1000MQ min (at500VDC)
Contact Material Silver alloy Dielectric Strength:

Between coil and Contacts: 50Hz 2500V
Max.Switching Power 125 VA Between open contacts: 50Hz 750V
Max.switching Voltage 125 VAC Operate time 6 ms
Max.switching Current 2A Release time 4 ms
Life expectancy (mechanical) 10 000 000 operations Shock Resistance 100G

(frequency 18 000 op/h

Life expectancy (electrical)

100 000 operations
(frequency 360 op/h

Vibration Resistance

10~55Hz amplitude 1.5mm
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Construction

Sealed & Dust Cover

Weight

46¢g
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