
SPECIFICATION:
Material Nylon
Protection atin IP 68
Temperature range -40...+100 °C

Cable Glands Strain Relief
Plastic, Sold by piece

PRODUCT RANGE:
Art. Nr. Thread Clamping range Colour Bore hole ø GL
RND 465-00389 M20 x 1.5 6...12 mm black 20.3 mm 9 mm
RND 465-00390 M25 x 1.5 13...18 mm black 25.3 mm 10 mm
RND 465-00393 PG11 5...10 mm black 18.9 mm 8 mm
RND 465-00396 M20 x 1.5 6...12 mm grey 20.3 mm 9 mm
RND 465-00397 M25 x 1.5 13...18 mm grey 25.3 mm 10 mm
RND 465-00400 PG11 5...10 mm grey 18.9 mm 8 mm

Includes assembled cable gland (cable gland, grommet, locknut, o-ring) + 1 extra grommet
NBR and EPDM seals
Grey RAL7035 or black RAL9005 colors

H
90 mm
112 mm
78 mm
90 mm
112 mm
78 mm

AG
20 mm
25 mm
18.6 mm
20 mm
25 mm
18.6 mm

Spanner size
24 mm
33 mm
22 mm
24 mm
33 mm
22 mm

FEATURES: 
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