
Specification 
Frequency @ 100 MHz

For cable size Ø ≤ 8.1 mm
A

B 23 mm
C 8.1 mm
D 17 mm
E 23 mm

Split Ferrite

Art. Nr.

RND 165-00191

19.5 mm

Impedance @ 100 MHz 45 Ω
Impedance @ 25 MHz 30 Ω
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Features

•Dataline Noise Filter is a hinged-clamp high performance for EMI

•Internal dimensions from 1.9mm to 35mm radius

•Precision formed smooth surfaces prevent damage to wire
insulation

•Customization available

Applications

•Internal and external power cables

•Computer peripherals

•Digital TVs, TV monitors and printers
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Split Ferrite

     (DATA BETWEEN 500MHz AND 1000MHz ARE FOR REFERENCE ONLY)
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Z 3.1 14 26 50 84 116 163 214 289 398 554 856 1109 1039 785
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