
SPECIFICATION:
Power dissipation 0.5 W
Tolerance 5 %
Housing type DO-35 glass
Conducting-state voltage 1.2 V

Zener Diodes

PRODUCT RANGE:
Art. Nr. Zener voltage Zener resistance Reverse current
RND 1N746A 3.3 V 28 Ω 10 µA@ 1 V
RND 1N748A 3.9 V 23 Ω 10 µA@ 1 V
RND 1N751A 5.1 V 17 Ω 1 µA@ 1 V
RND 1N752A 5.6 V 11 Ω 1 µA@ 1 V
RND 1N759A 12 V 30 Ω 0.1 µA@ 1 V

FEATURES:
Silicon planar zener diodes
DO-35 glass case

Axial Lead, DO-35
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For more information and technical drawings, please contact us at info@distrelec.com.
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