D-Sub Metal Cover

15P 45°

SPECIFICATION:
Poles

Shielding

Cable ¢ max.
Termination
Housing Material
Housing size
Colour

Cable ¢

Art. Nr.
RND 205-00729

15

Unshielded

12 mm

45°

Metal/Zinc Alloy
15 (DA-15)
Nickel

12 mm

Replacement
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NOTES:

T.MATERIAL:
1.1.HOUSING: 3 Zn;
1.2.SCREW(1):SPCC;
1.3.5CREW(2):BRASS;
1.4.HOUSING'ABS

2. PLATING:

2.1.SCREW:SEE LIST;
2.2.SHELL:SEE P/N;

4.ALL DIMENSION MARKED 7 MUST
5.A

1450087
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5 HOUSING 8PCS/STE ABS e
4 SCREW(Z) 2 BRASS NI PLATING
G9AZ202N 2 SPCEC NI PLATING
3 | SCREW(1) -
99A12078 2 SPCC 7N PLATING
2 | ZINC METAL ALLOY SHELL(2) 1 3§ Zn SEE P/N
1| ZINC METAL ALLOY SHELL(1) 1 3f In SEE P/N
NO: NAME QTY | DESCRIPTION PLATING
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