Coaxial D-Sub Combination

Connector 13wW3

SPECIFICATION:
Signal contacts
Special contacts
Termination
Gender of contacts
Contact material
Housing Material
Insulator
Temperature range

Art. Nr.
RND 205-00755

Associated pin contacts:

10 p.

3p.

Solder Cup / Solder Lug/Straight
Male

Brass

Steel/Tin-Plated/Nickel (Ni)

PBT

-20...+85 °C

30100395 RND 205-00731, Male power pin, solder, 10A

30100396 RND 205-00732, Male power pin, solder, 20A
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TOLERANCE UNSPECIFIED

Distrelec Schweiz AG, Grabenstrasse 6, 8606 Nanikon, Switzerland, T +41 44 944 99 11, info@distrelec.com, distrelec.com


https://www.distrelec.ch/en/power-pin-solder-20-male-rnd-connect-rnd-205-00732/p/30100396?q=301-00-396&page=1&origPos=1&origPageSize=25&simi=100.0&no-cache=true
https://www.distrelec.ch/en/power-pin-solder-10-male-rnd-connect-rnd-205-00731/p/30100395?q=30100395&page=1&origPos=1&origPageSize=25&simi=100.0&no-cache=true



