Mini USB Connector, Right Angle

5P

connect

Mini USB female connector
Right angle type

Insulator colour: black
Shell finish: nickelage

SPECIFICATION:
Poles

5

Housing material

Liquid-Crystal Polymer (LCP), UL 94 V-0

Shell Copper alloy
Temperature range -55...+85°C
Rated current 1A

Contact material

Copper Alloy, Gold-Flashed

Dielectric withstand voltage 100 VAC
Insulation resistance 100 MQ min.
Contact resistance 50 mQ max.

Art. Nr.
RND 205-00862
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